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BDYD Board Level Cooling — Plug In 5768

CORPORATION
RoHS
Compliant

BOARD LEVEL COOLING - Plug In 5768

Plug In 5768 is a series of plug in channel board level heat sinks designed to
cool TO-220, TO-220-single gauge, and TO-262 devices. Representative image
only.

ORDERING INFORMATION

Part Number Device Type

576802B00000G T0O-220, TO-220-single gauge, TO-262
576802B03100G TO-220, TO-220-single gauge, TO-262
576802B03300G T0O-220, TO-220-single gauge, TO-262
576802B03900G T0O-220, TO-220-single gauge, TO-262
576802B04000G T0O-220, TO-220-single gauge, TO-262
576802B04100G T0O-220, TO-220-single gauge, TO-262

HEAT SINK DETAILS

Property DEETT Property

Material Aluminum Heat Sink Width (mm) 12.7

Finish Black Anodize Heat Sink Length (mm) 12.7

Device Attachment Options Integrated Spring Action Clips Heat Sink Height (mm) 19.05
Thermal Interface Material N/A Heat Sink Mounting Direction Horizontal, Vertical

MECHANICAL & PERFORMANCE

Drawing dimensions are shown in mm, (in)

Part Number: 576802B00000G Part Number: 576802B03100G
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Board Level Cooling — Plug In 5768

Part Number: 576802B03300G
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Part Number: 576802B04000G

Air Velocity—Feet Per Minute

0 200 400 600 800 1000
o w100 - 110
QEJ'!' 50 \\\ ,," L~ .
£2 60 . SN 6
3% o —
o ¥ 40 o —— 4
£3 Y
cx L |
3 P 20 ", 2
=z 07

0 1 2 3 4 5

Heat Dissipated—Watts
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Thermal Resistance From MTG
Surface to Ambient— C/Watt
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Mouser Electronics

Authorized Distributor

Click to View Pricing, Inventory, Delivery & Lifecycle Information:

Aavid:
576802B03900G 576802B04100G 576802B04000G 576802B00000G 576802B03100G 576802B03300G



https://www.mouser.com/aavid-thermalloy
https://www.mouser.com/access/?pn=576802B03900G
https://www.mouser.com/access/?pn=576802B04100G
https://www.mouser.com/access/?pn=576802B04000G
https://www.mouser.com/access/?pn=576802B00000G
https://www.mouser.com/access/?pn=576802B03100G
https://www.mouser.com/access/?pn=576802B03300G

