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120V AC

Mounting Hole

Circuit Diagram

Insulation Resistance

DC 500V 100M Ohm Min
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Dielectric Strength AC 1000V 1Min. / \é'o l I
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Operation Temperature | -20C~+85C S
NEON R=56KQ
Material
Housing: Green,PC
Base: Black,PBT
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