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Dimensions: In.
SPECIFICATIONS
Body & Pin: Nickel plated brass
Spring: Nickel plated phosphor bronze
Insulator: ABS
Voltage Rating: 15VDC max.
Current Rating: 3A
Breakdown Voltage: | S00VAC 5\3
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Available from Mouser Electronics
1-800-346-6873
www.mouser.com

Specifications are subject to change without notice. No liability or warranty implied by this information. Environmental compliance based on producer documentation.
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