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Series
K202XHT - D-Subminiature Connector, Right Angle,
                   Ultra Short Footprint, Surface Mount, Reflow Compatible

Shell Size-Contact Option
E - 9 Contacts
B - 25 Contacts
E - 15 Contacts, High Density (Socket only)

Contact Type 
P - Pin Contact (Plug)
S - Socket Contact (Receptacle)

Mounting Option
N - With Boardlocks and #4-40 UNC Threaded Inserts
NJ - With Boardlocks and JSX-1055 Jackscrews Installed

Plating Option
Blank - Gold Flash 
15 - 15µ” Gold 
30 - 30µ” Gold 

Generated Part Number

Part Number Builder

Series Shell Size 
Contact

2D Drawing

Check Stock

IGES

Solder Profile

STEP

Request a Sample

CofC RoHS Compliant CofC REACH Compliant UL Plastic File

Certificate of Origin Send Us An Email

3D PDF

D-SUBMINIATURE CONNECTORS:
K202XHT Series
Right Angle Surface Mount

Contact
Type

Contact Kycon for Tape and Reel and Other Options 
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http://anacapa.kycon.com/Catalog_PDF/Hardware.pdf
http://domino2.kycon.com/website/index.html
http://domino2.kycon.com/website/Products/DSubs/dsubs1.html
http://domino2.kycon.com/WebScript.nsf/partSearchDXLxsltNF?OpenAgent&Start=1&Count=20&Keyfield=part_id&Query=K202XHT
http://domino2.kycon.com/WebScript.nsf/partSearchDXLxsltNF?OpenAgent&xslF=WebPartSrchCerts3d1.xsl&Start=1&Count=10&Keyfield=part_id&Query=K202XHT
http://domino2.kycon.com/website/contactUs.html
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 Kycon:   

  K202XHT-E9P-N  K202XHT-B25P-N15  K202XHT-E15S-N  K202XHT-E9P-NJ  K202XHT-E9S-N  K202XHT-E9S-N15

  K202XHT-E15S-NJ15  K202XHT-E9P-N15  K202XHT-E15S-N30  K202XHT-B25S-N  K202XHT-E9S-NJ  K202XHT-

B25P-NJ15  K202XHT-E15S-NJ  K202XHT-E9P-NJ30  K202XHT-B25S-N15  K202XHT-E9S-NJ15  K202XHT-E9S-N30

  K202XHT-B25P-N30  K202XHT-E9P-N30  K202XHT-E9P-NJ15  K202XHT-B25P-N  K202XHT-B25S-NJ15  K202XHT-

B25S-NJ  K202XHT-E15S-N15  K202XHT-B25P-NJ30  K202XHT-B25P-NJ  K202XHT-E9S-NJ30  K202XHT-B25S-N30

  K202XHT-B25S-NJ30  K202XHT-E15S-NJ30  K202XHT-E9S-NJ-TR  K202XHT-E9P-N-TR  K202XHT-E9S-N-TR 

K202XHT-E9P-L15  K202XHT-E9P-L  K202XHT-E9S-NT  K202XHT-E9S-NR
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