SMT LEDs ~ Right Angle ~ Molded Carrier

SML-LXR44XC-TR Right Angle SMT  Molded Carrier
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SML-LXR44 Package Style - Standard Brightness Right Angle SMT  Molded Carrier
AVE]
Intensity V. Typ V, Max Reel Reflow  Tape
@ ViewAngle®  Size  Profile Specs

Lumex Part Number Die Material Emitted Color [f=20mA  If=20mA  If=20mA 26 (pcs) Pg.134  Pg.134

SML-LXR44GC-TR GaP Green 565 Clear 25 2.2 2.6 90 500 | Figure3 | Figure B

SML-LXR44IC-TR GaAsP High Intensity Red 635 Clear 25 20 25 90 500 | Figure 3 | Figure B

SML-LXR44YC-TR GaAsP Yellow 585 Clear 9 2.1 25 90 500 | Figure 3 | Figure B
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