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Revision Date Revision Summary Author
A 3-16-2016 Initial schematic M. Rahman
B 8-04-2016 Updated USB-C plug connectivity A. Cruz

USB3
PLUG

LAN7800
6 x 6 mm

MIC5528-3.3V 93AA66C
EEPROM

RJ45
MAGJACK

EVB-LAN7800LC

C 7-31-2018 A. CruzReplaced USB-C plug with USB3-A plug, replaced L1 inductor, replaced U2 MIC5528 
LDO for MIC33030 switching regulator.

1 1-14-2019 A. CruzReleased for Manufacturing
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