
DUAL-IN-LINE PIN HEADERS
Interconnect
Open Frame

www.mil l -max.com  516-922-600054

Series 134
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134-10-210-00-020000

134-10-304-00-020000
134-10-306-00-020000
134-10-308-00-020000
134-10-310-00-020000
134-10-314-00-020000
134-10-316-00-020000
134-10-318-00-020000
134-10-320-00-020000
134-10-322-00-020000
134-10-324-00-020000
134-10-328-00-020000

134-10-420-00-020000
134-10-422-00-020000
134-10-424-00-020000
134-10-428-00-020000
134-10-432-00-020000

134-10-624-00-020000
134-10-628-00-020000
134-10-632-00-020000
134-10-636-00-020000
134-10-640-00-020000
134-10-642-00-020000
134-10-648-00-020000
134-10-650-00-020000
134-10-652-00-020000

134-10-950-00-020000
134-10-952-00-020000
134-10-964-00-020000
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•  Series 134 DIL Headers
combine 0,76 diameter pins
with pluggable 0,51 diameter
solder tails.

•  Series:
134...020 use MM #3402 pins
134...010 use MM #3401 pins
134...050 use MM #3405 pins
134...000 use MM #3400 pins
134...100 use MM #3410 pins
See pages 182 for details.

•  Insulators are high temperature
thermoplastic.

RoHS
2002/95/EC

For Electrical,
Mechanical & Enviromental

Data, See pg. 4

Pin Plating

PLATING CODE = 10 90 40

0,25μm Au

For RoHS compliance
select   plating code.

Ordering Information

134-10-210-00-010000

134-10-304-00-010000
134-10-306-00-010000
134-10-308-00-010000
134-10-310-00-010000
134-10-314-00-010000
134-10-316-00-010000
134-10-318-00-010000
134-10-320-00-010000
134-10-322-00-010000
134-10-324-00-010000
134-10-328-00-010000

134-10-420-00-010000
134-10-422-00-010000
134-10-424-00-010000
134-10-428-00-010000
134-10-432-00-010000

134-10-624-00-010000
134-10-628-00-010000
134-10-632-00-010000
134-10-636-00-010000
134-10-640-00-010000
134-10-642-00-010000
134-10-648-00-010000
134-10-650-00-010000
134-10-652-00-010000

134-10-950-00-010000
134-10-952-00-010000
134-10-964-00-010000

134-10-210-00-050000

134-10-304-00-050000
134-10-306-00-050000
134-10-308-00-050000
134-10-310-00-050000
134-10-314-00-050000
134-10-316-00-050000
134-10-318-00-050000
134-10-320-00-050000
134-10-322-00-050000
134-10-324-00-050000
134-10-328-00-050000

134-10-420-00-050000
134-10-422-00-050000
134-10-424-00-050000
134-10-428-00-050000
134-10-432-00-050000

134-10-624-00-050000
134-10-628-00-050000
134-10-632-00-050000
134-10-636-00-050000
134-10-640-00-050000
134-10-642-00-050000
134-10-648-00-050000
134-10-650-00-050000
134-10-652-00-050000

134-10-950-00-050000
134-10-952-00-050000
134-10-964-00-050000

134-10-210-00-000000

134-10-304-00-000000
134-10-306-00-000000
134-10-308-00-000000
134-10-310-00-000000
134-10-314-00-000000
134-10-316-00-000000
134-10-318-00-000000
134-10-320-00-000000
134-10-322-00-000000
134-10-324-00-000000
134-10-328-00-000000

134-10-420-00-000000
134-10-422-00-000000
134-10-424-00-000000
134-10-428-00-000000
134-10-432-00-000000

134-10-624-00-000000
134-10-628-00-000000
134-10-632-00-000000
134-10-636-00-000000
134-10-640-00-000000
134-10-642-00-000000
134-10-648-00-000000
134-10-650-00-000000
134-10-652-00-000000

134-10-950-00-000000
134-10-952-00-000000
134-10-964-00-000000

134-10-210-00-100000

134-10-304-00-100000
134-10-306-00-100000
134-10-308-00-100000
134-10-310-00-100000
134-10-314-00-100000
134-10-316-00-100000
134-10-318-00-100000
134-10-320-00-100000
134-10-322-00-100000
134-10-324-00-100000
134-10-328-00-100000

134-10-420-00-100000
134-10-422-00-100000
134-10-424-00-100000
134-10-428-00-100000
134-10-432-00-100000

134-10-624-00-100000
134-10-628-00-100000
134-10-632-00-100000
134-10-636-00-100000
134-10-640-00-100000
134-10-642-00-100000
134-10-648-00-100000
134-10-650-00-100000
134-10-652-00-100000

134-10-950-00-100000
134-10-952-00-100000
134-10-964-00-100000



Mouser Electronics
  

Authorized Distributor
 
  

Click to View Pricing, Inventory, Delivery & Lifecycle Information:
 
 
 
 Mill-Max:   

  134-10-964-00-100000  134-10-964-00-050000  134-10-964-00-020000  134-10-964-00-010000  134-10-964-00-

000000  134-10-952-00-100000  134-10-952-00-050000  134-10-952-00-020000  134-10-952-00-010000  134-10-952-

00-000000  134-10-950-00-100000  134-10-950-00-050000  134-10-950-00-020000  134-10-950-00-010000  134-10-

950-00-000000  134-10-652-00-100000  134-10-652-00-050000  134-10-652-00-020000  134-10-652-00-010000  134-

10-652-00-000000  134-10-650-00-100000  134-10-650-00-050000  134-10-650-00-020000  134-10-650-00-010000 

134-10-650-00-000000  134-10-648-00-100000  134-10-648-00-050000  134-10-648-00-020000  134-10-648-00-010000

  134-10-648-00-000000  134-10-642-00-100000  134-10-642-00-050000  134-10-642-00-020000  134-10-642-00-

010000  134-10-642-00-000000  134-10-640-00-100000  134-10-640-00-050000  134-10-640-00-010000  134-10-640-

00-000000  134-10-636-00-100000  134-10-636-00-050000  134-10-636-00-020000  134-10-636-00-010000  134-10-

636-00-000000  134-10-632-00-100000  134-10-632-00-050000  134-10-632-00-020000  134-10-632-00-010000  134-

10-632-00-000000  134-10-628-00-100000  134-10-628-00-050000  134-10-628-00-020000  134-10-628-00-010000 

134-10-628-00-000000  134-10-624-00-100000  134-10-624-00-050000  134-10-624-00-020000  134-10-624-00-010000

  134-10-624-00-000000  134-10-432-00-100000  134-10-432-00-050000  134-10-432-00-020000  134-10-432-00-

010000  134-10-432-00-000000  134-10-428-00-100000  134-10-428-00-050000  134-10-428-00-020000  134-10-428-

00-010000  134-10-428-00-000000  134-10-424-00-100000  134-10-424-00-050000  134-10-424-00-020000  134-10-

424-00-010000  134-10-424-00-000000  134-10-422-00-100000  134-10-422-00-050000  134-10-422-00-020000  134-

10-422-00-010000  134-10-422-00-000000  134-10-420-00-100000  134-10-420-00-050000  134-10-420-00-020000 

134-10-420-00-010000  134-10-420-00-000000  134-10-328-00-100000  134-10-328-00-050000  134-10-328-00-020000

  134-10-328-00-010000  134-10-328-00-000000  134-10-324-00-100000  134-10-324-00-050000  134-10-324-00-

020000  134-10-324-00-010000  134-10-324-00-000000  134-10-322-00-100000  134-10-322-00-050000  134-10-322-

00-020000  134-10-322-00-010000  134-10-322-00-000000  134-10-320-00-100000

https://www.mouser.com/mill-max
https://www.mouser.com/access/?pn=134-10-964-00-100000
https://www.mouser.com/access/?pn=134-10-964-00-050000
https://www.mouser.com/access/?pn=134-10-964-00-020000
https://www.mouser.com/access/?pn=134-10-964-00-010000
https://www.mouser.com/access/?pn=134-10-964-00-000000
https://www.mouser.com/access/?pn=134-10-964-00-000000
https://www.mouser.com/access/?pn=134-10-952-00-100000
https://www.mouser.com/access/?pn=134-10-952-00-050000
https://www.mouser.com/access/?pn=134-10-952-00-020000
https://www.mouser.com/access/?pn=134-10-952-00-010000
https://www.mouser.com/access/?pn=134-10-952-00-000000
https://www.mouser.com/access/?pn=134-10-952-00-000000
https://www.mouser.com/access/?pn=134-10-950-00-100000
https://www.mouser.com/access/?pn=134-10-950-00-050000
https://www.mouser.com/access/?pn=134-10-950-00-020000
https://www.mouser.com/access/?pn=134-10-950-00-010000
https://www.mouser.com/access/?pn=134-10-950-00-000000
https://www.mouser.com/access/?pn=134-10-950-00-000000
https://www.mouser.com/access/?pn=134-10-652-00-100000
https://www.mouser.com/access/?pn=134-10-652-00-050000
https://www.mouser.com/access/?pn=134-10-652-00-020000
https://www.mouser.com/access/?pn=134-10-652-00-010000
https://www.mouser.com/access/?pn=134-10-652-00-000000
https://www.mouser.com/access/?pn=134-10-652-00-000000
https://www.mouser.com/access/?pn=134-10-650-00-100000
https://www.mouser.com/access/?pn=134-10-650-00-050000
https://www.mouser.com/access/?pn=134-10-650-00-020000
https://www.mouser.com/access/?pn=134-10-650-00-010000
https://www.mouser.com/access/?pn=134-10-650-00-000000
https://www.mouser.com/access/?pn=134-10-648-00-100000
https://www.mouser.com/access/?pn=134-10-648-00-050000
https://www.mouser.com/access/?pn=134-10-648-00-020000
https://www.mouser.com/access/?pn=134-10-648-00-010000
https://www.mouser.com/access/?pn=134-10-648-00-000000
https://www.mouser.com/access/?pn=134-10-642-00-100000
https://www.mouser.com/access/?pn=134-10-642-00-050000
https://www.mouser.com/access/?pn=134-10-642-00-020000
https://www.mouser.com/access/?pn=134-10-642-00-010000
https://www.mouser.com/access/?pn=134-10-642-00-010000
https://www.mouser.com/access/?pn=134-10-642-00-000000
https://www.mouser.com/access/?pn=134-10-640-00-100000
https://www.mouser.com/access/?pn=134-10-640-00-050000
https://www.mouser.com/access/?pn=134-10-640-00-010000
https://www.mouser.com/access/?pn=134-10-640-00-000000
https://www.mouser.com/access/?pn=134-10-640-00-000000
https://www.mouser.com/access/?pn=134-10-636-00-100000
https://www.mouser.com/access/?pn=134-10-636-00-050000
https://www.mouser.com/access/?pn=134-10-636-00-020000
https://www.mouser.com/access/?pn=134-10-636-00-010000
https://www.mouser.com/access/?pn=134-10-636-00-000000
https://www.mouser.com/access/?pn=134-10-636-00-000000
https://www.mouser.com/access/?pn=134-10-632-00-100000
https://www.mouser.com/access/?pn=134-10-632-00-050000
https://www.mouser.com/access/?pn=134-10-632-00-020000
https://www.mouser.com/access/?pn=134-10-632-00-010000
https://www.mouser.com/access/?pn=134-10-632-00-000000
https://www.mouser.com/access/?pn=134-10-632-00-000000
https://www.mouser.com/access/?pn=134-10-628-00-100000
https://www.mouser.com/access/?pn=134-10-628-00-050000
https://www.mouser.com/access/?pn=134-10-628-00-020000
https://www.mouser.com/access/?pn=134-10-628-00-010000
https://www.mouser.com/access/?pn=134-10-628-00-000000
https://www.mouser.com/access/?pn=134-10-624-00-100000
https://www.mouser.com/access/?pn=134-10-624-00-050000
https://www.mouser.com/access/?pn=134-10-624-00-020000
https://www.mouser.com/access/?pn=134-10-624-00-010000
https://www.mouser.com/access/?pn=134-10-624-00-000000
https://www.mouser.com/access/?pn=134-10-432-00-100000
https://www.mouser.com/access/?pn=134-10-432-00-050000
https://www.mouser.com/access/?pn=134-10-432-00-020000
https://www.mouser.com/access/?pn=134-10-432-00-010000
https://www.mouser.com/access/?pn=134-10-432-00-010000
https://www.mouser.com/access/?pn=134-10-432-00-000000
https://www.mouser.com/access/?pn=134-10-428-00-100000
https://www.mouser.com/access/?pn=134-10-428-00-050000
https://www.mouser.com/access/?pn=134-10-428-00-020000
https://www.mouser.com/access/?pn=134-10-428-00-010000
https://www.mouser.com/access/?pn=134-10-428-00-010000
https://www.mouser.com/access/?pn=134-10-428-00-000000
https://www.mouser.com/access/?pn=134-10-424-00-100000
https://www.mouser.com/access/?pn=134-10-424-00-050000
https://www.mouser.com/access/?pn=134-10-424-00-020000
https://www.mouser.com/access/?pn=134-10-424-00-010000
https://www.mouser.com/access/?pn=134-10-424-00-010000
https://www.mouser.com/access/?pn=134-10-424-00-000000
https://www.mouser.com/access/?pn=134-10-422-00-100000
https://www.mouser.com/access/?pn=134-10-422-00-050000
https://www.mouser.com/access/?pn=134-10-422-00-020000
https://www.mouser.com/access/?pn=134-10-422-00-010000
https://www.mouser.com/access/?pn=134-10-422-00-010000
https://www.mouser.com/access/?pn=134-10-422-00-000000
https://www.mouser.com/access/?pn=134-10-420-00-100000
https://www.mouser.com/access/?pn=134-10-420-00-050000
https://www.mouser.com/access/?pn=134-10-420-00-020000
https://www.mouser.com/access/?pn=134-10-420-00-010000
https://www.mouser.com/access/?pn=134-10-420-00-000000
https://www.mouser.com/access/?pn=134-10-328-00-100000
https://www.mouser.com/access/?pn=134-10-328-00-050000
https://www.mouser.com/access/?pn=134-10-328-00-020000
https://www.mouser.com/access/?pn=134-10-328-00-010000
https://www.mouser.com/access/?pn=134-10-328-00-000000
https://www.mouser.com/access/?pn=134-10-324-00-100000
https://www.mouser.com/access/?pn=134-10-324-00-050000
https://www.mouser.com/access/?pn=134-10-324-00-020000
https://www.mouser.com/access/?pn=134-10-324-00-020000
https://www.mouser.com/access/?pn=134-10-324-00-010000
https://www.mouser.com/access/?pn=134-10-324-00-000000
https://www.mouser.com/access/?pn=134-10-322-00-100000
https://www.mouser.com/access/?pn=134-10-322-00-050000
https://www.mouser.com/access/?pn=134-10-322-00-020000
https://www.mouser.com/access/?pn=134-10-322-00-020000
https://www.mouser.com/access/?pn=134-10-322-00-010000
https://www.mouser.com/access/?pn=134-10-322-00-000000
https://www.mouser.com/access/?pn=134-10-320-00-100000

