
DUAL-IN-LINE SOCKETS

Mill-Max Mfg. Corp. • 190 Pine Hollow Road, P.O. Box 300, Oyster Bay, NY 11771 • 516-922-6000 • Fax: 516-922-9253 • www.mill-max.com
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SERIES 115...003 • ULTRA LOW PROFILE • OPEN FRAME

•  Our lowest profile DIP socket with an above
PCB height of only 2,41mm

•  Special short Hi-Rel, 4-finger BeCu #12 contact
is rated at 3 amps. See page 252 for details

•  Series 115 uses MM #1534 pins. See page 161
for details

•  Insulators are high temperature thermoplastic,
suitable for all soldering operations

•  For Electrical, Mechanical and Environmental
Data, see page 264 for details
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115-XX-306-41-003000
115-XX-308-41-003000
115-XX-314-41-003000
115-XX-316-41-003000
115-XX-318-41-003000
115-XX-320-41-003000
115-XX-322-41-003000
115-XX-324-41-003000
115-XX-328-41-003000

115-XX-420-41-003000
115-XX-422-41-003000
115-XX-424-41-003000
115-XX-428-41-003000

115-XX-624-41-003000
115-XX-628-41-003000
115-XX-632-41-003000
115-XX-636-41-003000
115-XX-640-41-003000
115-XX-648-41-003000
115-XX-650-41-003000

ORDERING INFORMATION

91 93

XX=Plating Code 
See Below

RoHS - 2
2011/65/EU

See page 131 for Insulator Details

Contact (Clip)

SPECIFY PLATING CODE XX =
Sleeve (Pin)

1,8

B

1,8
3,94

2,41

2,41

0,76 DIA.

0,38-0,56
0,25 0,46*

4341 44

0,25μm Au 0,25μm Au0,76μm Au 0,76μm Au

5,08μm Sn/Pb 5,08μm Sn/Pb 5,08μm Sn 5,08μm Sn 5,08μm Sn

2,54μm Sn



Mouser Electronics
  

Authorized Distributor
 
  

Click to View Pricing, Inventory, Delivery & Lifecycle Information:
 
 
 
 Mill-Max:   

  115-44-650-41-003000  115-44-648-41-003000  115-44-636-41-003000  115-44-632-41-003000  115-44-628-41-

003000  115-44-624-41-003000  115-44-428-41-003000  115-44-424-41-003000  115-44-422-41-003000  115-44-420-

41-003000  115-44-328-41-003000  115-44-324-41-003000  115-44-322-41-003000  115-44-320-41-003000  115-44-

318-41-003000  115-44-316-41-003000  115-44-314-41-003000  115-44-308-41-003000  115-44-306-41-003000  115-

43-650-41-003000  115-43-636-41-003000  115-43-420-41-003000  115-43-322-41-003000  115-43-306-41-003000 

115-43-328-41-003000  115-43-648-41-003000  115-43-640-41-003000  115-43-628-41-003000  115-43-624-41-003000

  115-43-424-41-003000  115-43-422-41-003000  115-43-324-41-003000  115-43-320-41-003000  115-43-318-41-

003000  115-93-628-41-003000  115-93-648-41-003000  115-93-632-41-003000  115-93-624-41-003000  115-93-640-

41-003000  115-91-632-41-003000  115-93-314-41-003000  115-93-306-41-003000  115-93-320-41-003000  115-93-

328-41-003000  115-93-308-41-003000  115-93-424-41-003000  115-93-422-41-003000  115-93-650-41-003000  115-

93-636-41-003000  115-93-428-41-003000  115-93-420-41-003000  115-93-322-41-003000  115-41-628-41-003000 

115-91-650-41-003000  115-91-640-41-003000  115-91-322-41-003000  115-91-428-41-003000  115-91-328-41-003000

  115-41-424-41-003000  115-41-322-41-003000  115-41-308-41-003000  115-41-636-41-003000  115-41-422-41-

003000  115-41-640-41-003000  115-41-428-41-003000  115-41-624-41-003000  115-91-306-41-003000  115-91-624-

41-003000  115-91-424-41-003000  115-91-324-41-003000  115-91-422-41-003000  115-41-324-41-003000  115-41-

314-41-003000  115-41-648-41-003000  115-91-636-41-003000  115-91-420-41-003000  115-41-420-41-003000  115-

41-316-41-003000  115-41-320-41-003000  115-91-318-41-003000  115-91-308-41-003000  115-91-320-41-003000 

115-91-648-41-003000  115-91-316-41-003000  115-91-628-41-003000  115-41-650-41-003000  115-41-632-41-003000

https://www.mouser.com/mill-max
https://www.mouser.com/access/?pn=115-44-650-41-003000
https://www.mouser.com/access/?pn=115-44-648-41-003000
https://www.mouser.com/access/?pn=115-44-636-41-003000
https://www.mouser.com/access/?pn=115-44-632-41-003000
https://www.mouser.com/access/?pn=115-44-628-41-003000
https://www.mouser.com/access/?pn=115-44-628-41-003000
https://www.mouser.com/access/?pn=115-44-624-41-003000
https://www.mouser.com/access/?pn=115-44-428-41-003000
https://www.mouser.com/access/?pn=115-44-424-41-003000
https://www.mouser.com/access/?pn=115-44-422-41-003000
https://www.mouser.com/access/?pn=115-44-420-41-003000
https://www.mouser.com/access/?pn=115-44-420-41-003000
https://www.mouser.com/access/?pn=115-44-328-41-003000
https://www.mouser.com/access/?pn=115-44-324-41-003000
https://www.mouser.com/access/?pn=115-44-322-41-003000
https://www.mouser.com/access/?pn=115-44-320-41-003000
https://www.mouser.com/access/?pn=115-44-318-41-003000
https://www.mouser.com/access/?pn=115-44-318-41-003000
https://www.mouser.com/access/?pn=115-44-316-41-003000
https://www.mouser.com/access/?pn=115-44-314-41-003000
https://www.mouser.com/access/?pn=115-44-308-41-003000
https://www.mouser.com/access/?pn=115-44-306-41-003000
https://www.mouser.com/access/?pn=115-43-650-41-003000
https://www.mouser.com/access/?pn=115-43-650-41-003000
https://www.mouser.com/access/?pn=115-43-636-41-003000
https://www.mouser.com/access/?pn=115-43-420-41-003000
https://www.mouser.com/access/?pn=115-43-322-41-003000
https://www.mouser.com/access/?pn=115-43-306-41-003000
https://www.mouser.com/access/?pn=115-43-328-41-003000
https://www.mouser.com/access/?pn=115-43-648-41-003000
https://www.mouser.com/access/?pn=115-43-640-41-003000
https://www.mouser.com/access/?pn=115-43-628-41-003000
https://www.mouser.com/access/?pn=115-43-624-41-003000
https://www.mouser.com/access/?pn=115-43-424-41-003000
https://www.mouser.com/access/?pn=115-43-422-41-003000
https://www.mouser.com/access/?pn=115-43-324-41-003000
https://www.mouser.com/access/?pn=115-43-320-41-003000
https://www.mouser.com/access/?pn=115-43-318-41-003000
https://www.mouser.com/access/?pn=115-43-318-41-003000
https://www.mouser.com/access/?pn=115-93-628-41-003000
https://www.mouser.com/access/?pn=115-93-648-41-003000
https://www.mouser.com/access/?pn=115-93-632-41-003000
https://www.mouser.com/access/?pn=115-93-624-41-003000
https://www.mouser.com/access/?pn=115-93-640-41-003000
https://www.mouser.com/access/?pn=115-93-640-41-003000
https://www.mouser.com/access/?pn=115-91-632-41-003000
https://www.mouser.com/access/?pn=115-93-314-41-003000
https://www.mouser.com/access/?pn=115-93-306-41-003000
https://www.mouser.com/access/?pn=115-93-320-41-003000
https://www.mouser.com/access/?pn=115-93-328-41-003000
https://www.mouser.com/access/?pn=115-93-328-41-003000
https://www.mouser.com/access/?pn=115-93-308-41-003000
https://www.mouser.com/access/?pn=115-93-424-41-003000
https://www.mouser.com/access/?pn=115-93-422-41-003000
https://www.mouser.com/access/?pn=115-93-650-41-003000
https://www.mouser.com/access/?pn=115-93-636-41-003000
https://www.mouser.com/access/?pn=115-93-636-41-003000
https://www.mouser.com/access/?pn=115-93-428-41-003000
https://www.mouser.com/access/?pn=115-93-420-41-003000
https://www.mouser.com/access/?pn=115-93-322-41-003000
https://www.mouser.com/access/?pn=115-41-628-41-003000
https://www.mouser.com/access/?pn=115-91-650-41-003000
https://www.mouser.com/access/?pn=115-91-640-41-003000
https://www.mouser.com/access/?pn=115-91-322-41-003000
https://www.mouser.com/access/?pn=115-91-428-41-003000
https://www.mouser.com/access/?pn=115-91-328-41-003000
https://www.mouser.com/access/?pn=115-41-424-41-003000
https://www.mouser.com/access/?pn=115-41-322-41-003000
https://www.mouser.com/access/?pn=115-41-308-41-003000
https://www.mouser.com/access/?pn=115-41-636-41-003000
https://www.mouser.com/access/?pn=115-41-422-41-003000
https://www.mouser.com/access/?pn=115-41-422-41-003000
https://www.mouser.com/access/?pn=115-41-640-41-003000
https://www.mouser.com/access/?pn=115-41-428-41-003000
https://www.mouser.com/access/?pn=115-41-624-41-003000
https://www.mouser.com/access/?pn=115-91-306-41-003000
https://www.mouser.com/access/?pn=115-91-624-41-003000
https://www.mouser.com/access/?pn=115-91-624-41-003000
https://www.mouser.com/access/?pn=115-91-424-41-003000
https://www.mouser.com/access/?pn=115-91-324-41-003000
https://www.mouser.com/access/?pn=115-91-422-41-003000
https://www.mouser.com/access/?pn=115-41-324-41-003000
https://www.mouser.com/access/?pn=115-41-314-41-003000
https://www.mouser.com/access/?pn=115-41-314-41-003000
https://www.mouser.com/access/?pn=115-41-648-41-003000
https://www.mouser.com/access/?pn=115-91-636-41-003000
https://www.mouser.com/access/?pn=115-91-420-41-003000
https://www.mouser.com/access/?pn=115-41-420-41-003000
https://www.mouser.com/access/?pn=115-41-316-41-003000
https://www.mouser.com/access/?pn=115-41-316-41-003000
https://www.mouser.com/access/?pn=115-41-320-41-003000
https://www.mouser.com/access/?pn=115-91-318-41-003000
https://www.mouser.com/access/?pn=115-91-308-41-003000
https://www.mouser.com/access/?pn=115-91-320-41-003000
https://www.mouser.com/access/?pn=115-91-648-41-003000
https://www.mouser.com/access/?pn=115-91-316-41-003000
https://www.mouser.com/access/?pn=115-91-628-41-003000
https://www.mouser.com/access/?pn=115-41-650-41-003000
https://www.mouser.com/access/?pn=115-41-632-41-003000

