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PIN RECEPTACLES

4011
4011-0-15-XX-30-XX-04-0
Press-fit in 1,45 mounting hole

1,78 DIA.
0,76

0,79 2,41
3,71

4,19

3,18

1,52 DIA.

1,35 DIA.

0,46 DIA.

1801
1801-0-15-XX-30-XX-04-0
Press-fit in 1,45 mounting hole.
Shell is Phosphor Bronze Alloy 544 (B2)

1001
1001-0-15-XX-3X-XX-04-0
Press-fit in 1,45 mounting hole

1,83 DIA.
0,76

0,79 2,14
3,714,14

1,09

3,23

1,52 DIA.

1,35 DIA.

0,84 DIA.

1,14 DIA.

0,30 SLOT

0156
0156-0-18-XX-30-XX-04-0
Self-retention socket pin 0,97 - 1,09
hole prior to soldering

A

1,83 DIA.
0,79

0,712,62
3,814,39

1,52 DIA.

1,35 DIA.

0,51 DIA.

0132/0135
013X-0-15-XX-30-XX-04-0
Press-fit in 1,45 mounting hole

A

1,83 DIA.
0,79

0,712,62
3,814,39

1,57 DIA.

1,35 DIA.

0,51 DIA.

0133/0147
01XX-0-15-XX-30-XX-04-0
Press-fit in 1,5 mounting hole

SPECIFICATIONS:

Shell Material:  Brass Alloy 360, 1/2 Hard

Contact Material:  Beryllium Copper Alloy 172, HT

Dimensions:  Millimeters

Tolerances On:  Lengths:       ± 0,13
                                      Diameters:   ± 0,051
                                      Angles:          ± 2 °

1,83 DIA.
0,76

0,71 2,34
3,68

4,01

2,62

1,52 DIA.

1,35 DIA.

0,51 DIA.

1,78 DIA.
0,76

0,79 2,41

3,71
4,19

3,18

1,52 DIA.

1,35 DIA.

0,51 DIA.

RoHS - 2
2011/65/EU

ORDER CODE:  XXXX - X - 15 - XX - XX - XX - 10 - 0

FOR 0,38 - 0,64 DIAMETER PINS

0255
0255-0-15-XX-30-XX-04-0
Solder mount in 0,56 min. mounting hole

1,83 DIA.
0,76

0,51

0,76
2,41

3,71

3,18

4,19
1,35 DIA.

0,51 DIA.

1,55 DIA.

1109
1109-0-15-XX-30-XX-04-0
Hex press-fit in 1,45 plated through-hole

3013
3013-0-15-XX-32-XX-04-0
Press-fit in 1,45 mounting hole

1,83 DIA.
0,76

0,712,62
3,81

4,32

4,19

1,52 DIA.

1,35 DIA.

0,51 DIA.

0134
0134-0-15-XX-3X-XX-04-0
Press-fit in 1,45 mounting hole

1,83 DIA.
0,79

2,62
3,81 4,39

3,15

1,35 DIA.

0,51 DIA.

1,8 DIA.
0,76

0,64

0,71

2,39
3,94

6,48

4,22
1,52 DIA.

1,37 DIA.

0,51 DIA.

KNURL

0132-0
0135-0

Basic Part
Number

6,93
4,65

Length
A

0133-0
0147-0

Basic Part
Number

9,7
14,3

Length
A
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SELECT CONTACT:
#30 or #32  CONTACT (DATA ON PAGE 253)

(For alternate contact choices, see groups B and C on page 248)

BASIC PART #
SPECIFY SHELL FINISH:
01  5,08μm TIN/LEAD OVER NICKEL
80  5,08μm TIN OVER NICKEL (RoHS)
15  0,25μm GOLD OVER NICKEL (RoHS)

SPECIFY CONTACT FINISH:
02  2,54μm TIN/LEAD OVER NICKEL
84  2,54μm TIN OVER NICKEL (RoHS)
27  0,76μm GOLD OVER NICKEL (RoHS)



Mouser Electronics
  

Authorized Distributor
 
  

Click to View Pricing, Inventory, Delivery & Lifecycle Information:
 
 
 
 Mill-Max:   

  4011-0-15-01-30-02-04-0  3013-0-15-01-32-02-04-0  3013-0-15-01-32-27-04-0  1801-0-15-01-30-02-04-0  1801-0-15-

01-30-27-04-0  1109-0-15-80-30-27-04-0  1001-0-15-80-30-84-04-0  0255-0-15-80-30-27-04-0  0147-0-15-80-30-84-04-0

  0147-0-15-80-30-27-04-0  0135-0-15-80-30-84-04-0  0135-0-15-80-30-27-04-0  0134-0-15-80-32-84-04-0  0134-0-15-

80-30-84-04-0  0133-0-15-80-30-84-04-0  0133-0-15-80-30-27-04-0  0132-0-15-80-30-84-04-0  4011-0-15-01-30-27-04-0

  1109-0-15-01-30-27-04-0  1001-0-15-01-32-02-04-0  1001-0-15-01-32-27-04-0  0147-0-15-01-30-02-04-0  0135-0-15-

01-30-02-04-0  0134-0-15-01-32-02-04-0  0134-0-15-01-32-27-04-0  0133-0-15-01-30-02-04-0  0133-0-15-01-30-27-04-0

  4011-0-15-80-30-27-04-0  3013-0-15-80-32-27-04-0  1801-0-15-80-30-84-04-0  1001-0-15-15-32-27-04-0  3013-0-15-

15-32-27-04-0

https://www.mouser.com/mill-max
https://www.mouser.com/access/?pn=4011-0-15-01-30-02-04-0
https://www.mouser.com/access/?pn=3013-0-15-01-32-02-04-0
https://www.mouser.com/access/?pn=3013-0-15-01-32-27-04-0
https://www.mouser.com/access/?pn=1801-0-15-01-30-02-04-0
https://www.mouser.com/access/?pn=1801-0-15-01-30-27-04-0
https://www.mouser.com/access/?pn=1801-0-15-01-30-27-04-0
https://www.mouser.com/access/?pn=1109-0-15-80-30-27-04-0
https://www.mouser.com/access/?pn=1001-0-15-80-30-84-04-0
https://www.mouser.com/access/?pn=0255-0-15-80-30-27-04-0
https://www.mouser.com/access/?pn=0147-0-15-80-30-84-04-0
https://www.mouser.com/access/?pn=0147-0-15-80-30-27-04-0
https://www.mouser.com/access/?pn=0135-0-15-80-30-84-04-0
https://www.mouser.com/access/?pn=0135-0-15-80-30-27-04-0
https://www.mouser.com/access/?pn=0134-0-15-80-32-84-04-0
https://www.mouser.com/access/?pn=0134-0-15-80-30-84-04-0
https://www.mouser.com/access/?pn=0134-0-15-80-30-84-04-0
https://www.mouser.com/access/?pn=0133-0-15-80-30-84-04-0
https://www.mouser.com/access/?pn=0133-0-15-80-30-27-04-0
https://www.mouser.com/access/?pn=0132-0-15-80-30-84-04-0
https://www.mouser.com/access/?pn=4011-0-15-01-30-27-04-0
https://www.mouser.com/access/?pn=1109-0-15-01-30-27-04-0
https://www.mouser.com/access/?pn=1001-0-15-01-32-02-04-0
https://www.mouser.com/access/?pn=1001-0-15-01-32-27-04-0
https://www.mouser.com/access/?pn=0147-0-15-01-30-02-04-0
https://www.mouser.com/access/?pn=0135-0-15-01-30-02-04-0
https://www.mouser.com/access/?pn=0135-0-15-01-30-02-04-0
https://www.mouser.com/access/?pn=0134-0-15-01-32-02-04-0
https://www.mouser.com/access/?pn=0134-0-15-01-32-27-04-0
https://www.mouser.com/access/?pn=0133-0-15-01-30-02-04-0
https://www.mouser.com/access/?pn=0133-0-15-01-30-27-04-0
https://www.mouser.com/access/?pn=4011-0-15-80-30-27-04-0
https://www.mouser.com/access/?pn=3013-0-15-80-32-27-04-0
https://www.mouser.com/access/?pn=1801-0-15-80-30-84-04-0
https://www.mouser.com/access/?pn=1001-0-15-15-32-27-04-0
https://www.mouser.com/access/?pn=3013-0-15-15-32-27-04-0
https://www.mouser.com/access/?pn=3013-0-15-15-32-27-04-0

