INTERCONNECTS

SERIES 335, 364, 435, 464 * 2,54 GRID (0,46 DIA. PINS),

LOW PROFILE * SINGLE AND DOUBLE ROW STRIPS

—= 2,54 |=—

0,46 DIA.

Number of Pins
X 2,54

0,46 DIA.

* Series 335 and 435 single and double row PCB
interconnects offer a 1,78 profile, the lowest
available

* Series 364 and 464 single and double row PCB
interconnects offer 2,16 profile above board

* Series 335 and 435 use MM #3516 pins. See
page 212 for details

* Series 364 and 464 use MM #6458 pins. See
page 213 for details

* Insulators are high temperature thermoplastic,

suitable for all soldering operations
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Series 335...160 Single Row 1,78 Profile Pin Header
FIG. 1 335-XX-1__-00-160000
Specify number of pins 01-32
Series 435...160 Double Row 1,78 Profile Pin Header
FIG.2 435-XX-2__-00-160000
Specify number of pins 04-72
Series 364...580 Single Row 2,16 Profile Pin Header
FIG.3 364-10-1__-00-580000
Specify number of pins T— 01-32
Series 464...580 Double Row 2,16 Profile Pin Header
FIG.4 464-10-2_ _-00-580000
Specify number of pins L 04-72
RoHS -2 ElectrifaI,F :arechanical
2011/65/EU See Below & En;;:o,::;i;tgégam,
SPECIFY PLATING CODE XX= 10 90 40
Pin Plating =T t=— 025umAu | 508umSn/Pb |  508umSn
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Mouser Electronics

Authorized Distributor

Click to View Pricing, Inventory, Delivery & Lifecycle Information:

Mill-Max:

364-10-105-00-580000 364-10-112-00-580000 364-10-113-00-580000 364-10-122-00-580000 364-10-129-00-
580000 364-10-119-00-580000 364-10-127-00-580000 364-10-114-00-580000 364-10-131-00-580000 364-10-111-
00-580000 364-10-120-00-580000 364-10-128-00-580000 364-10-106-00-580000 364-10-115-00-580000 364-10-
121-00-580000 364-10-130-00-580000 364-10-108-00-580000 364-10-116-00-580000 364-10-126-00-580000 364-
10-101-00-580000 364-10-118-00-580000 364-10-125-00-580000 364-10-107-00-580000 364-10-123-00-580000
364-10-124-00-580000 335-10-128-00-160000 335-10-105-00-160000 335-10-115-00-160000 335-10-124-00-160000
335-40-127-00-160000 335-90-105-00-160000 335-90-123-00-160000 335-90-131-00-160000 335-10-119-00-
160000 335-10-129-00-160000 335-40-105-00-160000 335-40-106-00-160000 335-40-131-00-160000 335-90-127-
00-160000 335-40-103-00-160000 335-40-120-00-160000 335-10-113-00-160000 335-10-131-00-160000 335-90-
102-00-160000 335-90-110-00-160000 335-90-111-00-160000 335-90-129-00-160000 335-40-126-00-160000 335-
90-113-00-160000 335-10-101-00-160000 335-10-114-00-160000 335-10-121-00-160000 335-10-122-00-160000
335-10-130-00-160000 335-40-107-00-160000 335-40-115-00-160000 335-90-112-00-160000 335-90-119-00-160000
335-90-121-00-160000 335-10-125-00-160000 335-40-101-00-160000 335-40-102-00-160000 335-40-119-00-
160000 335-90-103-00-160000 335-90-114-00-160000 335-90-130-00-160000 335-40-108-00-160000 335-40-116-
00-160000 335-40-124-00-160000 335-40-125-00-160000 335-90-101-00-160000 335-90-128-00-160000 335-40-
122-00-160000 335-90-109-00-160000 335-90-117-00-160000 335-90-126-00-160000 335-10-118-00-160000 335-
10-127-00-160000 335-40-112-00-160000 335-40-121-00-160000 335-90-106-00-160000 335-90-115-00-160000
335-90-116-00-160000 335-90-125-00-160000 335-10-117-00-160000 335-10-126-00-160000 335-40-111-00-160000
335-40-128-00-160000 335-40-129-00-160000 335-90-124-00-160000 335-40-123-00-160000 335-40-130-00-
160000 335-90-118-00-160000 335-10-123-00-160000 335-40-117-00-160000 335-40-118-00-160000



https://www.mouser.com/mill-max
https://www.mouser.com/access/?pn=364-10-105-00-580000
https://www.mouser.com/access/?pn=364-10-112-00-580000
https://www.mouser.com/access/?pn=364-10-113-00-580000
https://www.mouser.com/access/?pn=364-10-122-00-580000
https://www.mouser.com/access/?pn=364-10-129-00-580000
https://www.mouser.com/access/?pn=364-10-129-00-580000
https://www.mouser.com/access/?pn=364-10-119-00-580000
https://www.mouser.com/access/?pn=364-10-127-00-580000
https://www.mouser.com/access/?pn=364-10-114-00-580000
https://www.mouser.com/access/?pn=364-10-131-00-580000
https://www.mouser.com/access/?pn=364-10-111-00-580000
https://www.mouser.com/access/?pn=364-10-111-00-580000
https://www.mouser.com/access/?pn=364-10-120-00-580000
https://www.mouser.com/access/?pn=364-10-128-00-580000
https://www.mouser.com/access/?pn=364-10-106-00-580000
https://www.mouser.com/access/?pn=364-10-115-00-580000
https://www.mouser.com/access/?pn=364-10-121-00-580000
https://www.mouser.com/access/?pn=364-10-121-00-580000
https://www.mouser.com/access/?pn=364-10-130-00-580000
https://www.mouser.com/access/?pn=364-10-108-00-580000
https://www.mouser.com/access/?pn=364-10-116-00-580000
https://www.mouser.com/access/?pn=364-10-126-00-580000
https://www.mouser.com/access/?pn=364-10-101-00-580000
https://www.mouser.com/access/?pn=364-10-101-00-580000
https://www.mouser.com/access/?pn=364-10-118-00-580000
https://www.mouser.com/access/?pn=364-10-125-00-580000
https://www.mouser.com/access/?pn=364-10-107-00-580000
https://www.mouser.com/access/?pn=364-10-123-00-580000
https://www.mouser.com/access/?pn=364-10-124-00-580000
https://www.mouser.com/access/?pn=335-10-128-00-160000
https://www.mouser.com/access/?pn=335-10-105-00-160000
https://www.mouser.com/access/?pn=335-10-115-00-160000
https://www.mouser.com/access/?pn=335-10-124-00-160000
https://www.mouser.com/access/?pn=335-40-127-00-160000
https://www.mouser.com/access/?pn=335-90-105-00-160000
https://www.mouser.com/access/?pn=335-90-123-00-160000
https://www.mouser.com/access/?pn=335-90-131-00-160000
https://www.mouser.com/access/?pn=335-10-119-00-160000
https://www.mouser.com/access/?pn=335-10-119-00-160000
https://www.mouser.com/access/?pn=335-10-129-00-160000
https://www.mouser.com/access/?pn=335-40-105-00-160000
https://www.mouser.com/access/?pn=335-40-106-00-160000
https://www.mouser.com/access/?pn=335-40-131-00-160000
https://www.mouser.com/access/?pn=335-90-127-00-160000
https://www.mouser.com/access/?pn=335-90-127-00-160000
https://www.mouser.com/access/?pn=335-40-103-00-160000
https://www.mouser.com/access/?pn=335-40-120-00-160000
https://www.mouser.com/access/?pn=335-10-113-00-160000
https://www.mouser.com/access/?pn=335-10-131-00-160000
https://www.mouser.com/access/?pn=335-90-102-00-160000
https://www.mouser.com/access/?pn=335-90-102-00-160000
https://www.mouser.com/access/?pn=335-90-110-00-160000
https://www.mouser.com/access/?pn=335-90-111-00-160000
https://www.mouser.com/access/?pn=335-90-129-00-160000
https://www.mouser.com/access/?pn=335-40-126-00-160000
https://www.mouser.com/access/?pn=335-90-113-00-160000
https://www.mouser.com/access/?pn=335-90-113-00-160000
https://www.mouser.com/access/?pn=335-10-101-00-160000
https://www.mouser.com/access/?pn=335-10-114-00-160000
https://www.mouser.com/access/?pn=335-10-121-00-160000
https://www.mouser.com/access/?pn=335-10-122-00-160000
https://www.mouser.com/access/?pn=335-10-130-00-160000
https://www.mouser.com/access/?pn=335-40-107-00-160000
https://www.mouser.com/access/?pn=335-40-115-00-160000
https://www.mouser.com/access/?pn=335-90-112-00-160000
https://www.mouser.com/access/?pn=335-90-119-00-160000
https://www.mouser.com/access/?pn=335-90-121-00-160000
https://www.mouser.com/access/?pn=335-10-125-00-160000
https://www.mouser.com/access/?pn=335-40-101-00-160000
https://www.mouser.com/access/?pn=335-40-102-00-160000
https://www.mouser.com/access/?pn=335-40-119-00-160000
https://www.mouser.com/access/?pn=335-40-119-00-160000
https://www.mouser.com/access/?pn=335-90-103-00-160000
https://www.mouser.com/access/?pn=335-90-114-00-160000
https://www.mouser.com/access/?pn=335-90-130-00-160000
https://www.mouser.com/access/?pn=335-40-108-00-160000
https://www.mouser.com/access/?pn=335-40-116-00-160000
https://www.mouser.com/access/?pn=335-40-116-00-160000
https://www.mouser.com/access/?pn=335-40-124-00-160000
https://www.mouser.com/access/?pn=335-40-125-00-160000
https://www.mouser.com/access/?pn=335-90-101-00-160000
https://www.mouser.com/access/?pn=335-90-128-00-160000
https://www.mouser.com/access/?pn=335-40-122-00-160000
https://www.mouser.com/access/?pn=335-40-122-00-160000
https://www.mouser.com/access/?pn=335-90-109-00-160000
https://www.mouser.com/access/?pn=335-90-117-00-160000
https://www.mouser.com/access/?pn=335-90-126-00-160000
https://www.mouser.com/access/?pn=335-10-118-00-160000
https://www.mouser.com/access/?pn=335-10-127-00-160000
https://www.mouser.com/access/?pn=335-10-127-00-160000
https://www.mouser.com/access/?pn=335-40-112-00-160000
https://www.mouser.com/access/?pn=335-40-121-00-160000
https://www.mouser.com/access/?pn=335-90-106-00-160000
https://www.mouser.com/access/?pn=335-90-115-00-160000
https://www.mouser.com/access/?pn=335-90-116-00-160000
https://www.mouser.com/access/?pn=335-90-125-00-160000
https://www.mouser.com/access/?pn=335-10-117-00-160000
https://www.mouser.com/access/?pn=335-10-126-00-160000
https://www.mouser.com/access/?pn=335-40-111-00-160000
https://www.mouser.com/access/?pn=335-40-128-00-160000
https://www.mouser.com/access/?pn=335-40-129-00-160000
https://www.mouser.com/access/?pn=335-90-124-00-160000
https://www.mouser.com/access/?pn=335-40-123-00-160000
https://www.mouser.com/access/?pn=335-40-130-00-160000
https://www.mouser.com/access/?pn=335-40-130-00-160000
https://www.mouser.com/access/?pn=335-90-118-00-160000
https://www.mouser.com/access/?pn=335-10-123-00-160000
https://www.mouser.com/access/?pn=335-40-117-00-160000
https://www.mouser.com/access/?pn=335-40-118-00-160000

