DESCRIPTION:

62-PIN MALE / FEMALE HIGH DENSITY GENDER CHANGER
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SPECIFICATION:

PBT GLASS FIBER REINFORCED
UL 94VO

BRASS

GOLD PLATED OVER NICKEL
TIN PLATED SHELL

3 AMP

1,000VAC FOR 1 MINUTE

1,000 MegOHMS MIN @500 VDC
-55°C-+105°C

YELLOW COLOR WITH
BLACK CHARACTORS
MINI GENDER CHANGER
U.S.A. PATENT 5199906
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