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THIS COPY 1S PROVIDED ON A RESTRICTED BASIS AND IS NOT TO BE USED IN ANY WAY DETRIMENTAL TO THE INTERESTS OF PANDUIT CORP.

MATERTAL: NYLON ©6 MATERTAL: POLYETHYLENE
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STANDARD PROFILE DUAL RIB PROFILE
(150 SIZE ONLY)

TUBI [S TO BE SLIT
IN ONE PLACE DOWN ITS DIMENSIONS IN PARENTHESES ARE IN METRIC UNITS

ENTIRE LENGTH

A\ NoTES: CLTC )N , CLT( J)F
% 1. SEE www.panduit.com FOR PART NUMBER SUFFIX DESIGNATION FOR SLIT CORRUGATED TUBING

PACKAGE SI1ZE, PART MATERIAL AND PART COLOR. CUSTOMER DRAWING éi

ITEM REVISION NAME

2. FOR ROLL SIZES LARGER THAN 10 FEET, SPLICES MAY OCCUR. G03597BN/02
DATASET FILE NAME n"IT
G03597BN_DC_GBO222BP_10/00A

MATERTAL ¢

UNLESS OTHERWISE SPECIFIED,
DIMENSIONAL TOLERANCES ARE: IN [ mm]

SEE ABOVE
E. ADDED DUAL RIB PROFILE AND DETAIL QB0222BP Xt xxx ¢ 0,050 (1.27)

02.10.15 F. REMOVED DENSITY FROM POLYETHYLENE e ANGLES +

REVISED DIMENSIONS AND WEIGHTS, REMOVED PREVIOUS DRAWING NUMBER:

5/08/14 REVISION BALLONS FOR CLARITY AND UPDATED GB0222BP/08 - THIRD ANGLE
TITLE BORDER, ADDED # TO PART NUMBERS, REVISED NOTE 1. B @ PROJECTION GBOZZZBP

DRAWN BY SCALE
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Mouser Electronics

Authorized Distributor

Click to View Pricing, Inventory, Delivery & Lifecycle Information:

Panduit:

CLT25N-10M630 CLT150F-D20 CLT100F-C20 CLT50F-C20 CLT125F-L20 CLT25F-C20 CLT75F-C20 CLT38F-
C20 CLT150N-D630 CLT100N-C630 CLT125N-L630 CLT188F-C20 CLT25F-C3 CLT25N-C630 CLT35F-C20
CLT35F-C3 CLT35N-C630 CLT38N-C630 CLT50F-C3 CLT50N-C630 CLT62F-C20 CLT62F-C3 CLT75F-C3
CLT75N-C630 CLT150F-T20 CLT150F-D3 CLT50N-4M630 CLT62N-2.5M630 CLT25F-C4 CLT62F-C4 CLT188F-
C3 CLT35F-C4 CLT50F-C4 CLT125F-L3 CLT100F-X4 CLT188F-X3 CLT50F-4M20 CLT188F-C4 CLT100N-
125M630 CLT75N-2M630 CLT38F-C3 CLT35F-7M20 CLT75F-2M20 CLT150F-D4 CLT188N-3C630 CLT150F-X3
CLT75F-C4 CLT62N-C630 CLT100F-C4 CLT188F-3C20 CLT38N-5M630 CLT188F-X4 CLT38F-5M20 CLT100F-
125M20 CLT188F-X20 CLT62F-2.5M20 CLT38F-C4
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