
[25.4 .8]
1.00 .03

.50±.02
[12.7 .5]

.067±.01
[1.70 .3]

1.00 .02 [25.4 .5]

.07±.01
[1.7 .3]

ANTI-ROTATION THREAD

PANDUIT
ACB250-1AR

.81 .02 [20.6 .5]

.50 .02
[12.7 .5]

.404±.02
[10.26 .5]

HEX KEY

CU7AL

6-250 MCM

.16 REF
[4.0] 

.22 [5.6] REF.

.41±.01
[10.3 .3]

.63±.01
[15.9 .3]

1/4-20 ANTI-ROTATION THREAD

.40±.01
[10.3 .3]

NOTES:

1. UL RECOGNIZED
    CSA CERTIFIED UP TO 600V
    CU7AL RATED

2. TO BE USED WITH COPPER OR ALUMINUM
    STRANDED WIRE.

3. MATERIAL:  ALUMINUM, TIN PLATED

4. CONDUCTOR RANGE:  250 kcmil - #6 AWG

5. DIMENSIIONS ARE INCHES.  DIMENSIONS IN
    PARENTHESIS ARE MILLIMETERS.

ALUMINUM CONNECTOR BLOCK
(ACB250-1AR-Q)
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