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NOTES:

i. SEE CURRENT CATALOG FGR VARIOUS
APPLICATIONS WITH THIS WIRING
SYSTEM.

2. THE HIGH DENSITY PATCH PANEL IS5
DESIGNED FOR MOUNTING TO 19™
UNIVERSAL RACKS.

3. FACKAGE CONTENTS:

il -48 PORT ANGLED STAMPING

(6) -B POSITION FACEPLATE
(ASSEMBLED TO FPANEL)}

(i) -SCREW KIT (INCLUDES FOUR
#12-24 SCREWS AND FOUR
LOCK WASHERS)

i) -SCREW KIT (INCLUDES FOUR

ME8 SCREWS)
%) 4, DIMENSIONS IN PARENTHESIS
SN ARE IN METRIC.
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