IPANDUIT® ELECTRICAL SOLUTIONS

ovren | c0is @ Pan-Ty® Striped Cable Ties — Nylon 6.6

* Nylon material for indoor use . Solid color tie§ are available for identijication of “super groups”
B1. * Striped Pan-Ty ® Cable Ties in 25 color combinations match the in cable containing more than 600 pairs
Cable Ties universally accepted Even-Count Color Code e Each 50-piece package fits in the Pan-Pouch™ Kit

or pocket pouch shown on the next page
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1.
Wiring

Duct Max. Min.

o Length Width Thickness BLIZI)?ad.Ie Tean?I?epStr. Iflt(g g:g
Surface Part Number Color In. mm In. mm In. mm In. mm  Lbs. N Qty. Qty.
Raceway | Miniature Cross Section (Straight Tip)

PLT1M-L6-10 Blue/White Stripe 4.0 102 .100 2.5 .036 9 .82 21 18 80 50 1000

a. PLT1M-L3-10 = Orange/White Stripe 4.0 102 .100 2.5 .036 9 .82 21 18 80 50 1000

P‘:g:::;‘l’:n PLTIM-L5-10  Green/White Stripe 4.0 102  .100 25 .036 .9 82 21 18 80 50 | 1000
PLT1M-L1-10 Brown/White Stripe 4.0 102 .100 2.5 .036 9 .82 21 18 80 50 1000
PLT1M-L8-10 Slate/White Stripe 4.0 102 .100 2.5 .036 9 .82 21 18 80 50 1000

| PLTIM-L6-2 Blue/Red Stripe 40 102 100 25 .03 .9 .82 21 18 80 50 1000
Management| PLT1M-L3-2 Orange/Red Stripe 4.0 102 .100 2.5 .036 9 .82 21 18 80 50 1000
PLT1M-L5-2 Green/Red Stripe 4.0 102 .100 2.5 .036 9 .82 21 18 80 50 1000

D1, PLT1M-L1-2 Brown/Red Stripe 4.0 102 .100 2.5 .036 9 .82 21 18 80 50 1000

Terminals PLT1M-L8-2 Slate/Red Stripe 4.0 102 .100 2.5 .036 9 .82 21 18 80 50 1000
PLT1M-L6-0 Blue/Black Stripe 4.0 102 .100 2.5 .036 9 .82 21 18 80 50 1000
PLT1M-L3-0 Orange/Black Stripe 4.0 102 .100 2.5 .036 9 .82 21 18 80 50 1000

ook | PLTIM-LS-0  Green/Black Stipe ~ 40 102 = 100 25 036 9 .82 21 18 80 50 1000

Connectors | PLT1M-L1-0 Brown/Black Stripe 4.0 102 .100 2.5 .036 9 .82 21 18 80 50 1000
PLT1M-L8-0 Slate/Black Stripe 4.0 102 .100 2.5 .036 9 .82 21 18 80 50 1000

D3. PLT1M-L6-4 Blue/Yellow Stripe 4.0 102 .100 2.5 .036 9 .82 21 18 80 50 1000

g:ﬁ:ft':g PLTIM-L3-4  Orange/Yellow Stripe 4.0 102 .100 25 .036 .9 82 21 18 80 50 1000
PLT1M-L5-4 Green/Yellow Stripe 4.0 102 .100 2.5 .036 9 .82 21 18 80 50 1000
PLT1M-L1-4 Brown/Yellow Stripe 4.0 102 .100 2.5 .036 9 .82 21 18 80 50 1000

La,f:[ing PLTIM-L8-4  Slate/Yellow Stripe =~ 40 = 102 100 25 .03 .9 .82 21 18 80 50 1000

Systems PLT1M-L6-7 Blue/Violet Stripe 4.0 102 .100 2.5 .036 9 .82 21 18 80 50 1000
PLT1M-L3-7 Orange/Violet Stripe 4.0 102 .100 2.5 .036 9 .82 21 18 80 50 1000

B, PLT1M-L5-7 Green/Violet Stripe 4.0 102 .100 2.5 .036 9 .82 21 18 80 50 1000
Labels PLT1M-L1-7 Brown/Violet Stripe 4.0 102 .100 2.5 .036 9 .82 21 18 80 50 1000
PLT1M-L8-7 Slate/Violet Stripe 4.0 102 .100 2.5 .036 9 .82 21 18 80 50 1000

B. PLT1M-LO Black 4.0 102 .100 2.5 .036 9 .82 21 18 80 50 1000

;’sv:rt':tg: PLT1M-L1 Brown 4.0 102 .100 2.5 .036 9 .82 21 18 80 50 1000

Markers | | PLT1M-L2 Red 40 102 100 25 .036 .9 82 21 18 80 50 1000
PLT1M-L3 Orange 4.0 102 .100 2.5 .036 9 .82 21 18 80 50 1000

E4. PLT1M-L4Y Yellow 4.0 102 .100 2.5 .036 9 .82 21 18 80 50 1000

| d';er":‘ﬂac’;‘:‘:n PLT1M-L5 Green 40 102 100 | 25 @ .036 .9 .82 21 18 80 50 1000
PLT1M-L6 Blue 4.0 102 .100 2.5 .036 9 .82 21 18 80 50 1000

LocEl(%uU PLT1M-L8 Slate 4.0 102 .100 2.5 .036 9 .82 21 18 80 50 1000

ng‘f):tty Note: CSA Certified on solid colors only.

Solutions

k.

Index

Order number of pieces required, in multiples of Standard Package Quantity. Prime items appear in BOLD.



Mouser Electronics

Authorized Distributor

Click to View Pricing, Inventory, Delivery & Lifecycle Information:

Panduit:

PLT.7M-M PLTIM-L3-10 PLT1M-L3-2 PLT1M-L5-10 PLTIM-L8-0 PLTIM-L8-10 PLT1M-L3-7 PLT1M-L4Y
PLTIM-L6-0 PLTIM-L1-4 PLTIM-L1-0 PLTIM-L6-4 PLTIM-L6 PLTIM-L1 PLT1M-L6-2 PLT1M-L8 PLT1M-L6-7
PLTIM-L1-10 PLTIM-L8-4 PLTIM-L3-0 PLTIM-L5 PLTIM-LO PRT1.5S-M PLT1M-L5-4 PLT1M-L8-2 PLT1M-L2
PLTIM-L3-4 PLTIM-L3 PLTIM-L5-7 PLTIM-L5-2 PLTIM-L1-7 PLT1M-L8-7



http://www.mouser.com/panduit
http://www.mouser.com/access/?pn=PLT.7M-M
http://www.mouser.com/access/?pn=PLT1M-L3-10
http://www.mouser.com/access/?pn=PLT1M-L3-2
http://www.mouser.com/access/?pn=PLT1M-L5-10
http://www.mouser.com/access/?pn=PLT1M-L8-0
http://www.mouser.com/access/?pn=PLT1M-L8-10
http://www.mouser.com/access/?pn=PLT1M-L3-7
http://www.mouser.com/access/?pn=PLT1M-L4Y
http://www.mouser.com/access/?pn=PLT1M-L6-0
http://www.mouser.com/access/?pn=PLT1M-L1-4
http://www.mouser.com/access/?pn=PLT1M-L1-0
http://www.mouser.com/access/?pn=PLT1M-L6-4
http://www.mouser.com/access/?pn=PLT1M-L6
http://www.mouser.com/access/?pn=PLT1M-L1
http://www.mouser.com/access/?pn=PLT1M-L6-2
http://www.mouser.com/access/?pn=PLT1M-L8
http://www.mouser.com/access/?pn=PLT1M-L6-7
http://www.mouser.com/access/?pn=PLT1M-L1-10
http://www.mouser.com/access/?pn=PLT1M-L8-4
http://www.mouser.com/access/?pn=PLT1M-L3-0
http://www.mouser.com/access/?pn=PLT1M-L5
http://www.mouser.com/access/?pn=PLT1M-L0
http://www.mouser.com/access/?pn=PRT1.5S-M
http://www.mouser.com/access/?pn=PLT1M-L5-4
http://www.mouser.com/access/?pn=PLT1M-L8-2
http://www.mouser.com/access/?pn=PLT1M-L2
http://www.mouser.com/access/?pn=PLT1M-L3-4
http://www.mouser.com/access/?pn=PLT1M-L3
http://www.mouser.com/access/?pn=PLT1M-L5-7
http://www.mouser.com/access/?pn=PLT1M-L5-2
http://www.mouser.com/access/?pn=PLT1M-L1-7
http://www.mouser.com/access/?pn=PLT1M-L8-7

