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Electronic module, for PCB insertion, with a 35 mm tall covering hood

Your advantages

M Flexible accommodation of different connection elements (from high-position connectors to electronic PCBs)
[ Rugged housing technology

¥ Easy snap-on mounting on symmetrical DIN rails according to EN 60715

[

Shock and contamination-proof accommodation of electronic components

Key Commercial Data

Packing unit 5pc

Minimum order quantity 10 pc

UNLR O 00
47046356"963848

GTIN 4046356963848

Technical data

Environmental Product Compliance

China RoHS Environmentally friendly use period: unlimited = EFUP-e

No hazardous substances above threshold values

Drawings
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Dimensional drawing
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Dimension A: 155 mm; dimension B: 125 mm; dimension C: 175 mm

Dimensional drawing
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Dimension D: 100.0 mm; E: 80.0 mm; G: 160.0 mm; H: 112.0 mm

Spacer pins 1 - 4: Height 25 mm; @ 4 mm

Dimensional drawing
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PCB 1, 7: Dimension A: 165.5 mm; B: 131.5 mm; C: 0 mm
PCB 8, 10, 11, 13: Dimension A: 115.5 mm; B: 139.0 mm; C: 0 mm
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Schematic diagram
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Approvals

Approvals

Approvals

EAC

Ex Approvals

Approval details

EAC [H[ B.01742
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