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/A FLAMMABIUTY | HB RATED PER FMVS5302
N\ TENSILE STRENGTH:| 50 LBF / 222.4N MIN.
MOUNTING: | @4.60MM * 0.25MM HOLE AND
8.35MM HEX HOLE. PANEL
THICKNESS OF 0.7MM TO 7.0MM. ,
R . . /\ = INDICATE SPECIAL CHARACTERISTICS
OPERATING TEMP RANGE:|-40°F {-40°C) TO 257°F (125°C} P e ‘
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IMPACT MODIFIED , HEAT STABILIZED OFFSET TIE - STANDARD
TOOL TENSION SETTING:| 6 - 8 XX + 03 X+.7 COLOR S ie =
PACKAGING:| 500/BAG, 10 BAGS/MASTER XXX £.010 XX x.25 : .
ANGULAR: * 2° BLACK 20005-0 F
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