CUSTOMER PRINT

ASS'Y P/N GROMMET SIZE -
assewaLyp/n | SABLEEND [ conTact
W6282-XSG-P-513 .148 GROMMET L.D. FOR CABLE 0.D. 0.13 - 0.15 [3.3 - 3.8]
NOTES: W6282-XSG-P-516 .176 GROMMET 1.D. FOR CABLE O.D. 0.16 - 0.18 [4.1 - 4.6] W6282-25G-P-5XX 6289V4pP-2 2
1. ALL PARTS TO BE BULK PACKED. W6282-XSG-P-519 .206 GROMMET 1.D. FOR CABLE 0.D. 0.19 - 0.21 [4.8 - 5.3] W6282-35G-P-5XX 6289V4P-3 3
2. ALL DIMENSIONS ARE REFERENCE EXCEPT THOSE W6282-45G-P-5XX 6289V4P-4 2
WITH A TOLERANCE W6282-XSG-P-522 .245 GROMMET I1.D. FOR CABLE 0.D. 0.22 - 0.25 [5.6 - 6.3]
3. DIMENSIONS IN BRACKETS [ ] ARE IN MILLIMETERS © | We282-x5G-P-526 | 265 GROMMET 1.D. FOR CABLE 0.D. 0.25 - 0.27 [6.3 - 6.8] mz:?ig'i'sx zizzxi'z Z
W6282-XSG-P-528 .280 GROMMET 1.D. FOR CABLE O.D. 0.26 - 0.28 [6.6 - 7.1] “65G-P-5 -
W6282-7SG-P-5XX 6289V4pP-7 7
W6282-85G-P-5XX 6289V4P-8 8
W6282-XSG-P-5XX ‘ ‘
© -074%.010 _ LGROMMET SIZE
[1.9+0.3]
1.012 1190 1.033 NUMBER OF CONTACTS
904 [25.7] [4.8] [26.2]
KEY [23]
,_\
]: -
)
] )
| o =
MATING FACE \ WIRING END
CABLE GRIP BACKSHELL W6282-25G-P-5XX SHOWN

W6282-25G-P-5XX SHOWN

GROMMET MAT'L: POLYPROPYLENE, BLACK WITHOUT HARDWARE

MAT'L: SANTOPRENE, BLACK

(2-8) #20 SOCKET CONTACTS, SOLDER
MAT'L:COPPER ALLOY, GOLD PLATED

MAT'L: UV PBT, BLACK

CABLE-END HOUSING
MAT'L: UV PBT, BLACK

COUPLING RING
MAT'L: UV PBT, BLACK

O-RING
MAT'L: SILICONE, RED
SPRING
MAT'L: STAINLESS STEEL
1.691
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Switchcraft:

W6282-55G-P-522 W6282-6SG-P-516 W6282-4SG-P-528 W6282-4SG-P-519 W6282-2SG-P-522 W6282-3SG-P-
526 W6282-7SG-P-522 W6282-4SG-P-526 W6282-6SG-P-513 W6282-2SG-P-519 W6282-2SG-P-513 W6282-
2SG-P-516 W6282-5SG-P-516 W6282-7SG-P-513 W6282-7SG-P-516 W6282-8SG-P-516 W6282-6SG-P-528
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526 W6282-8SG-P-528 W6282-4SG-P-522
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