CUSTOMER PRINT

WB8A8X-8SG-5XX_CD

PART
NUMBER:

POSITIONS
, CONNECTOR P/N comTnCT CABLE 0.D. RANGE
NOTES: #16 #26
1. ALL PARTS TO BE BULK PACKED.
2. SEE DRAWING HPMIMIX FOR HOLE PATTERN. W8A80-8SG-513 CRIMP 0.13-0.15" (3.3 -3.8 mm)
3. DIMENSIONS ARE FOR REFERENCE ONLY. WEAB0-8SG-o16 CRIMP 0.16-:0.18" (4.1 4.6 mm)
W8A80-8SG-519 CRIMP 0.19-0.21" (4.8 -5.3 mm)
W8A80-8SG-522 CRIMP 0.22-0.25" (5.6 -6.3 mm)
W8A80-8SG-528 X . CRIMP 0.26-0.285" (6.6 -7.2 mm)
W8A82-85G-513 SOLDER 0.13-0.15" (3.3 -3.8 mm)
W8A82-8SG-516 SOLDER 0.16-0.18" (4.1 -4.6 mm)
W8A82-85G-519 SOLDER 0.19-0.21" (4.8 -5.3 mm)
2-#16 SOCKET CONTACTS, CRIMP W8A82-85G-522 SOLDER 0.22-0.25" (5.6 -6.3 mm)
(MAT'L: GOLD PLATED COPPER ALLOY W8A82-85G-528 SOLDER | 0.26-0.285" (6.6 -7.2 mm)
SUPPLIED UNASSEMBLED
~6-#26 SOCKET CONTACTS, CRIMP
MAT'L: GOLD PLATED COPPER ALLOY
SUPPLIED UNASSEMBLED
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Mouser Electronics

Authorized Distributor

Click to View Pricing, Inventory, Delivery & Lifecycle Information:

Switchcraft:
WB8A82-8SG-522 WSA80-8SG-528 WS8A82-8SG-528 WS8A80-8SG-522



http://www.mouser.com/conxall
http://www.mouser.com/access/?pn=W8A82-8SG-522
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