


NPB 636PC Tail Contact Nano-Mizer® M8 Connectors
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	 		      KEY FEATURES  		   	     RECOMMENDED PANEL CUTOUT

PART NUMBERS

.2244in
5.700mm

TOLERANCE:  +.0006/-0in
[0.015/-0mm]

•	 Compatible with Nano-Mizer® M8 cables
•	 Compliant with IEC 61076-2-104 for circular connectors 

with M8 screw-locking and snap-locking
•	 Available with 3 or 4 #20 male pin contacts
•	 Short and long versions available
•	 Compatible with both snap-in and threaded connectors
•	 Rated for 3 Amps and 50 VAC / 60 VDC
•	 Rugged, nickel plated brass housing

CONFIGURATIONS
(Panel Mount Wire View)

3 Position
#20 Pin Contact

PC Tail

 4 Position
#20 Pin Contact

PC Tail

 .55in
14mm

 0.098in
2.5mm

MAX.

.02in
0.5mm

REF.
 0.37in

9.4mm
 

M8 x 1.0
THREAD

LONG “BM” STYLE

61XPCBM
PC Receptacle, "BM" Style

Threaded or Snap-Lock

 0.27in
6.9mm

 

 .43in
10.9mm

 .098in MAX.
[2.5mm]

.02in
0.5mm

REF.

M8 x 1.0
THREAD

SHORT “CM” STYLE

61XPCCM
PC Receptacle, "CM" Style

Threaded or Snap-Lock

DIMENSIONS

3-Position 4-Position
Long Backshell 613PCBM 614PCBM
Short Backshell 613PCCM 614PCCM

Connector Locking Ring (Snap-Lock Only)
L: With Locking Ring
[Blank]: No Locking Ring

Number of Contacts Length
3: 3-positions 2: 2 Meters
4: 4-positions 5: 5 Meters

6: 6 Meters
Contact Type
S: Female Sockets Locking Style

S: Snap-Lock
T: ThreadedDouble Ended Cables and Custom Lengths Also Available

X

0: Straight
5: Right Angle

6 X X S X X

MATING CABLES
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 Switchcraft:   

  604SS2  604ST2  604PT2  613P.3  603ST2  603PS5  603PS6  603PT5  603PT6  603SS2L  603SS5  603SS5L 

603SS6  603SS6L  603ST5  603ST6  604PS2  604PS5  604PS6  604PT5  604PT6  604SS2L  604SS5  604SS5L 

604SS6  604SS6L  604ST5  604ST6  653SS2  603PS2  603PT2  603SS2  613S.3  603PT1  603PT7  603ST1 

604PS.3  604PT.2  604PT1  604ST1  603PT12  604PT12

https://www.mouser.com/conxall
https://www.mouser.com/access/?pn=604SS2
https://www.mouser.com/access/?pn=604ST2
https://www.mouser.com/access/?pn=604PT2
https://www.mouser.com/access/?pn=613P.3
https://www.mouser.com/access/?pn=603ST2
https://www.mouser.com/access/?pn=603PS5
https://www.mouser.com/access/?pn=603PS6
https://www.mouser.com/access/?pn=603PT5
https://www.mouser.com/access/?pn=603PT6
https://www.mouser.com/access/?pn=603SS2L
https://www.mouser.com/access/?pn=603SS5
https://www.mouser.com/access/?pn=603SS5L
https://www.mouser.com/access/?pn=603SS6
https://www.mouser.com/access/?pn=603SS6L
https://www.mouser.com/access/?pn=603ST5
https://www.mouser.com/access/?pn=603ST6
https://www.mouser.com/access/?pn=604PS2
https://www.mouser.com/access/?pn=604PS5
https://www.mouser.com/access/?pn=604PS6
https://www.mouser.com/access/?pn=604PT5
https://www.mouser.com/access/?pn=604PT6
https://www.mouser.com/access/?pn=604SS2L
https://www.mouser.com/access/?pn=604SS5
https://www.mouser.com/access/?pn=604SS5L
https://www.mouser.com/access/?pn=604SS6
https://www.mouser.com/access/?pn=604SS6L
https://www.mouser.com/access/?pn=604ST5
https://www.mouser.com/access/?pn=604ST6
https://www.mouser.com/access/?pn=653SS2
https://www.mouser.com/access/?pn=603PS2
https://www.mouser.com/access/?pn=603PT2
https://www.mouser.com/access/?pn=603SS2
https://www.mouser.com/access/?pn=613S.3
https://www.mouser.com/access/?pn=603PT1
https://www.mouser.com/access/?pn=603PT7
https://www.mouser.com/access/?pn=603ST1
https://www.mouser.com/access/?pn=604PS.3
https://www.mouser.com/access/?pn=604PT.2
https://www.mouser.com/access/?pn=604PT1
https://www.mouser.com/access/?pn=604ST1
https://www.mouser.com/access/?pn=603PT12
https://www.mouser.com/access/?pn=604PT12

