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RELIABILITY SPECIFICATIONS:

CUSTOMER DRAWING

THIS FILTER HAS BEEN FORMALLY RECOGNIZED, CERTIFIED GR APPROVED
BY THE LISTED AGENCY. THEREFORE, ALL TEST/REQUIREMENTS SPECIFIED
IN THE LATEST REVISION OF THE FOLLOWING AGENCY STANDARDS

1283

STORAGE TEMPERATURE: -40°C TO +85°C

CATALOG # PEQOSODZXC

CSA CERTIFIED: CSA €22.2 No. 8

60939-2

OPERATING SPECIFICATIONS

LINE FREGUENCY:

OPERATING AMBEENT Tl

LIRE CURRENT/VDLTAGE:

EACH LINE TO GROUND:

10 ANP, 1207230 VAG,
10 AMP/40°C, 250 VAC

50-60Hz

MAXHIUM LEAKAGE CURRENT,

HUMIDITY: 21 DAYS e 40°C 957 RH. ECNI APPRVD | DAIE
CLRRENT OVERLOAD TEST: 6 TIMES I FOR [ 00-0136141 ¥~ [04SEP09
8 SECONDS
TEST SPECIFICATIONS:
[NORUCTANGE: 4.0 nH  NONINAL
CAPACITANCE: (MEASURED @ 1KHz, 0.250VAC MAX., 25°C+1°C)
LINE TO GROLND: 0.006 BF207
LINE TO LIKE: 2.0 pF20%
DISCHARGE RESISTOR: 165 Kn
L/8 AN LA IR

N0 BISCHARGE RESISTOR: 60004 (HIN. ) @ 100VIC,
20°C AND 50% RH

RECOMMENDED RECEIVING [NSPECTION HIPOT:

0.25 mA @ 120V 60Hz
0.50 mA® 250V 50Hz

EMP, RANGE: -10°C TO +40°C @ RATED CURRENT, fp.

LINE TO CROND: 1500 VAC FOR 1 MINUTE
LINE TO LINE: 1450 VOC FOR 1 MINUTE

FILTER APPROVAL:

PANEL CUTOUT

IN AN AMBIENT, To, HIGHER THAN 40°C, THE MAXIMUM OPERATING THE BEST WAY TO SELECT AND QUALIFY A FILTER IS FOR
CURRENT, Iy, IS AS FOLLOWS: I,=1, 85 - 1g YOUR ENGINEERING TO TEST THE UNIT IN YOUR EQUIPMENT,
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— PARTS SHALL COMPLY WI1TH TYCO ELECTROMICS 138-702 SPECIFICATION FOR HAZARDOUS SUBSTANCES
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Mouser Electronics

Authorized Distributor

Click to View Pricing, Inventory, Delivery & Lifecycle Information:

TE Connectivity:
PEOSODZXC



https://www.mouser.com/potter-brumfield
https://www.mouser.com/access/?pn=PE0S0DZXC

