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SIGNAL NAME VBUS D- D+ GND STDA_SSRX- STDA_SSRX+ GND_DRAIN STDA_SSTX- STDA_SSTX+

REMARK USB 2.0 CONTACT PIN USB 3.0 CONTACT PIN

2.84 1-1932258-2

2.84 1932258-2

2.84 1-1932258-1

2.84 OR 1932258-1

DIM A FINISH MATERIAL PART NUMBER

2.22 OR 1932258-5

CABLE CONNECTOR

NOTE:  
  MATERIAL:
     SHELL:STAINLESS STEEL
     CONTACT:COPPER ALLOY. 
     HOUSING: THERMOPLASTIC, BLUE, UL94-HB.
  PLATING: 
     CONTACT: GOLD FLASHED OVER 0.76um MIN Pd-Ni PLATING ON MATING AREA,
              2.54um MIN MATTE TIN ON SOLDER TAILS,
              1.27um MIN NICKEL UNDER PLATING.
    SHELL: TIN OVER NICKEL PLATING
  DATUM AND BASIC DIMENSIONS ESTABLISHED BY CUSTOMER
  RECOMMENDED PC BOARD THICKNESS OF 1.60.  
  PLATING: 
    CONTACT: 0.76um MIN GOLD PLATING ON MATING AREA, 
             2.54um MIN. MATTE TIN ON SOLDER TAILS,
             1.27um MIN NICKEL UNDER PLATING.
    SHELL: TIN OVER NICKEL PLATING
  THIS PART IS PRELIMINARY.
  MATERIAL:
     SHELL: STAINLESS STEEL.
     CONTACT:COPPER ALLOY.
     HOUSING: THERMOPLASTIC, BLUE, UL94V-0.
8.PINASSIGNMENT:
  
             

RECOMMENDED PCB  LAYOUT 
(CONNECTOR MOUNTING SIDE VIEW)
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