CATALOG # 1QEMC6

SAFETY [ORGANIZATIONS RELIABILITY SPECIFICATIONS: [—Frm# TAPPRVD 1 DATE
THIS FILTER HAS BEEN FORMALLY RECOGNIZED, CERTIFIED CR APPROVED STORAGE TEMPERATLIRE: -40°C 10 +85°C KAW | 3DECO6
BY THE LISTED AGENCY. THEREFORE, ALL TEST/REOUIREMENTS SPECIFIED HUMIDITY: 21 DAYS @ 40°C 957 RH.
IN THE LATEST REVISION OF THE FOLLOWING AGENCY STANDARDS CLRRENT OVERLOAD TEST: 6 TIMES Ir FOR
HAVE BEEN MET: 8 SECONDS
L RECOCNIZED: LL 1283 TEST SPECIFICATIONS:
CSA CERTIFIED: CSA 22.2, # 8 INDUCTANCE: 1.48mH NOMINAL
VODE APPROVED: EN 133200 CAPACITANCE: (MEASLIRED @ (KHz, 0.250v5c MAX., 25°C1°C)
OPERATING SPECIFICATIONS e o
LINE CLRRENT/VOLTAGE: 10 AMP/Z40°C, 120/250VAC EEECQ;‘ECE,E%T“?: 23Ka
NO DISCHARGE RESISTOR:  6000M.~ (MIN.) @ fooVOC,
LINE FRECLENCY: 50-60Hz 20°C AND 507 RH
MAI)E(E[?‘I:IMLIEEQK#EE GE%NT, P RECOMMENDED RECEIVING INSPECTION HIPOT:
’ e m i LINE TO GROLND:  (500YAC R 2250yDC FOR | MINUTE
0.36mA @ 250V, SOz LI“E 10 LINE: 14503[[ FIR | M¥NIJTE N
OPERATING AMBIENT TEMP. RANGE: -10°C 70 +40°C @ RATED CLRRENT, I. FILTER APPROVAL :
IN AN AMBIENT, To, HIGHER THAN 40°C, THE MAXIMUM CPERATING THE BEST WAY 70 SELECT AND GUALIFY A FILTER IS FOR
CURRENT, 1. IS AS FOLLOYS: Io=1, 00 - Tq YOLR ENGIVF‘IEERING 0 TESTN%I-E LNIT IN YOLR EQLIIPMENT.
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