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KC-300690

Dimensions: In.

SPECIFICATIONS
Type:

Rating:

Insulation Resistance:

Dielectric Strength:

Contact Resistance:

Insertion Force:

Withdrawal Force:

E:

Unshielded Miniature Circular

1A/100VAC max. or 2A/12VDC max.

50mΩ min. @ 250VDC

250VAC for 1 Minute

30mΩ max.

4.5Kg max.

0.9Kg ~ 3Kg

Earth (Ground)
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Specifications are subject to change without notice. No liability or warranty implied by this information. Environmental compliance based on producer documentation.
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