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•  Type:  shielded audio
• Core size:  EI-14
• Impedance:  ±10% @ 1KHz
• D.C. resistance:  ±15%
• Breakdown voltage:  100VAC hipot for 1 minute
• Insulation:  >10MΩ @ 100VDC
• Maximum output:  75mW
• Soldering temperature:  230°C~270°C
• Frequency response:  ±2dB, 300Hz~3.5KHz
•  RoHS Compliant

Mouser
Stock No.

429-7201-RC
429-7202-RC
429-7209-RC
429-7216-RC
429-7218-RC

Pri.
Impedance Ω

Sec.
500 
10K 
500 
600 
7K 

8 
2K 
500 
600 
10K 

Pri.
Resistance Ω

Sec.
35 
580 
40 
65 
400 

1 
200 
38 
55 
385 

Dimensions (In.)

XICON PASSIVE COMPONENTS  •  (800) 628-0544
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