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RTP NYLON 6/6 0299 X 65077 B SC-92053, RUST OR MODIFIED PLASTICS MN6/6-SE RUST.  

 2.  MATERIAL: NYLON 6/6, 94V-0, RUST. BIVAR MATERIAL CODE 20-RT.

 1.  GENERAL SPECIFICATIONS: BIVAR MOLDED COMPONENT SPECIFICATION BV00-E101.
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 BIVAR:   

  FR-1000  FR-1050  FR-1100  FR-1150  FR-1200  FR-1250  FR-1300  FR-1350  FR-200  FR-200-CI  FR-250  FR-300

  FR-300-CI  FR-350  FR-450  FR-450-CI  FR-550  FR-550-CI  FR-600  FR-600-CI  FR-650  FR-750  FR-750-CI  FR-

800  FR-800-CI  FR-850  FR-900  FR-900-CI  FR-950

http://www.mouser.com/bivar
http://www.mouser.com/access/?pn=FR-1000
http://www.mouser.com/access/?pn=FR-1050
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