High Current Toroid Inductors

. 2100 Series
Special Features L (pH) L (pH) DCR
- DC/DC converter, EMI filter applications Part +15% +15% Q
- Low radiation Number @ 1KHz @lrated  Max.
. Low core loss 2101-RC 10 10.8 6.3 0006 034 077  0.053
- High current capacity 2102-RC 12 10.3 7.4 0007 034 077  0.053
. ) 2103-RC 15 7.7 10.2 0012 033 076  0.042
- Horizontal or vertical mount
L 2104-RC 18 74 11.9 0013 033 076  0.042
* Low cost . 2105-RC 2 70 142 0015 033 076 0042
- Operating temperature -55 to +105 °C 2106-RC 27 53 19.1 0026 032 075 0034
2107-RC 33 5.0 228 0029 032 075 0034
Notes ;:0822 23 48 22,471 0.032 0.35 o.;s 0.0;471
* Current to cause 30 °C max. temperature rise 21?(9):R c = z'j 20'6 g'ggg g'; 8'72 8'227
** Insert -H or -V for mounting style before -RC 2111RC prs 3'3 48'3 0'067 0'31 0'75 0'027
Example: 2113-V-RC 2112-RC 100 24 752 013 031 074 0022
2113-RC 120 2.2 88.5 0.15 031 074 0022
2114-RC 150 34 843 0062 035 079 0034
T RoHS Directive 2002/95/EC Jan 27 2003 ;: 1:22 ;gg ;2 1;‘3‘1 gl; gi: g-;; gg;;
including Annex. . : : : : : :

9 2117-RC 270 1.8 181.6 021 033 076  0.022
2118-RC 330 1.7 2163 0.23 033 076  0.022
2119-RC 390 1.7 250.1 0.25 033 076  0.022
2120-RC 470 1.6 293.8 0.28 035 076 0022
2121-RC 560 15 3415 030 035 079 0022
2122-RC 630 14 403.2 033 0.35 079 0022
2123-RC 820 14 472.8 037 035 079 0022
2124-RC 1000 13 559.2 0.40 037 0.81 0.022

“-RC” suffix indicates RoHS compliance.
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