BB NANE DPH SERIES ENCLOSURE PART DPH-28714 & DPH-28714-C REVISION 9 120/21

NOTES:

1. MATERIAL AND FLAMMABILITY RATING.
BODY -PC LIGHT GRAY POLYCARBONATE - UL?4-5VA
COVER - PC LIGHT GRAY POLYCARBONATE - UL?4-5VA
CLEAR COVER (C) - PC CLEAR POLYCARBONATE - UL94-VO AND TESED
TO PASS 5VA PER UL746C

HINGE X 6

2. FOLLOW ENCLOSED INSTRUCTION FOR UL COMPLIANCE.: BOXES UL LISTED NEMA TYPE 1, 2,
3. 3R, 4, 4X, 5, 6, 6P 12, 13. DESIGNED MEETS IP65, IP66, IP67, IP68 REQUIREMENTS. UV
RESISTANT FOR OUT DOOR USE.

3. OPERATING TEMPERATURE IS -35 TO 110C.

4. PRE INSTALLED SILICONE GASKET IN COVER

5. BOX COMES WITH 4 UNINSTALLED MOUNTING BRACKETS AND HARDWARE (DPX-100)

6. OPTIONAL ACCESSORIES:

13.94 . «  HINGE AND PANEL SUPPENSION KIT (DPX-444KIT)
: - « 10" FLANGE KIT (2 FLANGES + 4 SCREWS) (DPX-1024KIT)
A +  FLOATING INTERNAL MOUNTING PANEL (DPX-287144)
i «  HINGED INTERNAL MOUNTING PANEL (DPX-287142)
! . COVER MOUNTING PANEL (DPX-287143)
I :S2S8 S22 S8 S SN «  BASEINTERNAL MOUNTING PANEL (DPX-287141)
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