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DC BUS CONNECTOR Weidmüller Interface GmbH & Co. KG
Klingenbergstraße 26
D-32758 Detmold
Germany
 
www.weidmueller.com

 

 

Modular current bar solution from Weidmüller. Optimally
designed for use in IP20 multi-axis servo amplifiers for the
intermediate circuit and the 24 V control voltage supply.
The busbar system is designed in such a way that each
module in the same axis system is quickly and easily
connected to a spring contact by snapping a current bar
into place. No tools are required for the innovative snap-in
bus system. This simplifies assembly and installation.

General ordering data

 
Version PCB plug-in connector, female header, Number of

poles: 2, 90°, Box
Order No. 1506470000
Type DC BUS CONNECTOR
GTIN (EAN) 4050118314670
Qty. 48 pc(s).
Product data IEC: 630 V / 250 A

UL:
Packaging Box
 

http://catalog.weidmueller.com/catalog/Start.do?localeId=en&ObjectID=1506470000
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Dimensions and weights
 
Net weight 117.1 g    
 

Material data
 
Insulating material PA GF   Colour black
Colour chart (similar) RAL 9011   Contact material Copper alloy
Contact surface silver-plated   Storage temperature, min. -40 °C
Storage temperature, max. 70 °C   Operating temperature, min. -50 °C
Operating temperature, max. 125 °C    
 

Rated data acc. to IEC
 
Rated current, min. number of poles
(Tu=20°C) 250 A

  Rated current, max. number of poles
(Tu=20°C) 250 A

Rated current, min. number of poles
(Tu=40°C) 250 A

  Rated current, max. number of poles
(Tu=40°C) 250 A

Rated voltage for surge voltage class /
pollution degree II/2 630 V

  Rated voltage for surge voltage class /
pollution degree III/2 630 V

Rated voltage for surge voltage class /
pollution degree III/3 630 V

  Rated impulse voltage for surge voltage
class/ pollution degree II/2 4,000 V

Rated impulse voltage for surge voltage
class/ pollution degree III/2 6 kV

  Rated impulse voltage for surge voltage
class/ contamination degree III/3 4 kV

 

Packing
 
Packaging Box   VPE length 49 cm
VPE width 35 cm   VPE height 18 cm
 

Classifications
 
ETIM 6.0 EC002637   ETIM 7.0 EC002637
ETIM 8.0 EC002637   ECLASS 9.0 27-44-04-02
ECLASS 9.1 27-44-04-02   ECLASS 10.0 27-44-04-02
ECLASS 11.0 27-46-02-01   ECLASS 12.0 27-46-02-01
 

Important note
 
IPC conformity Conformity: The products are developed, manufactured and delivered according international recognized

standards and norms and comply with the assured properties in the data sheet resp. fulfill decorative properties
in accordance with IPC-A-610 "Class 2". Further claims on the products can be evaluated on request.

Notes • Long term storage of the product with average temperature of 50 °C and average humidity 70%, 36 months
 

Approvals
 
Approvals

ROHS Conform
UL File Number Search UL Website
Certificate No. (cURus) E60693
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Downloads
 
Product Change Notification 20220224 Change of box labeling OMNIMATE® PowerBus
Catalogues Catalogues in PDF-format
 

https://mdcop.weidmueller.com/mediadelivery/asset/900_//252407
http://catalog.weidmueller.com/assets/LINK/Catalog.html
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