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INSIDE MOLDING: LDPE 8 —' 5 \ ] "
STRAIN RELIEF: 45P PVC, BLACK 10— 3 o
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CABLE: DP1.4
[ 32AWG(7,/0.08TC)+EAM¥5P+ 32AWG(7 /0.08TC)¥5C+AEB(16 /7 /0.12 85%AL)
OD: 0.19 [4.8] COLOR: BLACK

CABLE PRINTING: DISPLAYPORT CABLE E342987 @ AWM STYLE 20276 80C 30V VW-1
S. ELECTRICAL TESTING:

100% OPEN & SHORT & CONTINUITY WIRE TEST P/N LENGTH
CONTACT RESISTANCE: 2 OHM MAX.

INSULATION RESISTANCE: 10M OHM MIN, BC—4D4D00JF 36 [915]
HI-POT: 100V DC/10ms

4. PACKAGING: THIRD ANGLE PROJECTION . 206 Van Vorst Street
ONE CABLE PER BAG S Jersey City, NJ 07302
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