SMD Schottky Barrier Diode

RB521S-30-HF

lo=0.2A
VR=30V
RoHS Device
Halogen Free

Features

- High current capability.

- Low forward voltage drop.

Mechanical data
- Case: SOD-523, molded plastic.

- Polarity: Color band denotes cathode end.

- Mounting position: Any.

Circuit Diagram
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Dimensions in inches and (millimeter)

Parameter Symbol Value Unit
Peak reverse voltage VRm 30 V
DC reverse voltage VR 30 \Y
Mean rectifying current lo 0.2 A
Peak forward surge current 8.3ms single half sine-wave IFsm 1.0 A
Typical thermal resistance Reua 667 °C/W
Power dissipation Po 150 mW
Storage temperature range Tste -50 to +150 °C

E|ectl"ica| Characte riStiCS (at Ta=25°C unless otherwise noted)

Parameter Conditions Symbol Min Typ Max | Unit
. IF=10mA 0.35
M f d volt
aximum forward voltage I = 200mA \ 050 \Y
Maximum reverse breakdown voltage IR = 1MA Vr 30 V
Maximum reverse current Vr = 10V IR 30 pA
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Rating and Characteristic Curves (RB521S-30-HF)

Fig.1 - Forward Characteristics Fig.2 - Reverse Characteristics
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SYMBOL A B C d D D1 D2
SOD-523 | (mm) | 0.90+0.05 [ 1.94+0.05 | 0.73+0.05 | 1.50+0.10 |178.00 +2.00 [ 54.40 +1.00 | 13.00 + 1.00
(inch) |0.035+0.002|0.076 + 0.002 | 0.029 + 0.002 [ 0.059 + 0.004 | 7.008  0.079 | 2.142 + 0.039| 0.512 £ 0.039
SYMBOL E F P Po P1 w W1
(mm) | 1.75%0.10 | 350+0.10 | 2.00%0.10 | 4.00+0.10 | 2.0020.10 | 800+ 030 | 4530+ 1.00
SOD-523 .75%0. .50 £ 0. .00 £ 0. .00 0. .00 £0. -0.10 30%1.
(inch) |0.069 +0.004 [ 0.138 + 0.004 | 0.079 £ 0.004 | 0.157 + 0.004 | 0.079 £ 0.004 | °-315 * g'g;i 0.484 +0.039
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Marking Code

Part Number Marking Code C :I
RB521S-30-HF Cc

| = cathode band

Suggested PAD Layout

le A ol
SOD'523 I~ ql
SIZE I I
(mm) | (inch) | :
cl|-——F+—-—-1———————— E==d==
I I
A 1.42 0.056 : :
B 0.60 0.024 B
C 0.70 0.028
Note: 1. The pad layout is for reference purpose only.
Standard Packaging
REEL PACK
Case Type REEL Reel Size
(pcs) (inch)
SOD-523 3,000 7
Company reserves the right to improve product design , functions and reliability without notice. REV:A
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Mouser Electronics

Authorized Distributor

Click to View Pricing, Inventory, Delivery & Lifecycle Information:

Comchip Technology:
RB521S-30-HF



https://www.mouser.com/comchip
https://www.mouser.com/access/?pn=RB521S-30-HF
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