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NOTES:
1. METALSHELLS: STEEL; min. 320p” TIN
2. INSULATORS: PBT GF UL 94 V-0, BLACK
3. CONTACTS: COPPER ALLOY
PLATING: 8p” HARD GOLD OVER min. 50p" NICKEL
4. CAPACITANCE: 1300pF £20%
5. DIELECTRIC WITHSTANDING VOLTAGE: 424 VDC
6. MAXIMUM TORQUE VALUE FOR THREAD: 6" LBS
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