
Mode: M260
Rated Voltage: 3.0VDC

Voltage：1.0～3.0V DC

Rotation：clockwise from the motor shaft

Store Temperature range：-5℃～ +40℃ , store humidity: 10%~90% 

(suggest not store more than 1 year)

No load current：110mA max

No load speed：6600±10%rpm

No load start voltage：1.0V max

Locked-rotor current：0.8A。

Insulation impodance：≥10MΩ(min)

Net weight：about 26g
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