High Power Resonant Capacitors" |

FEATURES High AC Voltage - High current

APPLICATIONS Induction Heating - Tank Circuits
KVAR 150
CAPACITANCE TOLERANCE +/-10%
MAXIMUM CORE TEMPERATURE +85°C
SURFACE TEMPERATURE . +45°C
(Above 45°C the KVAR rating must be de-rated by 2.25%/°C)
CONSTRUCTION Self-healing
SELF INDUCTANCE <3nH
DIELECTRIC Polypropylene
FLAME RETARDANT UL94Vvo
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TERMINAL STYLE: 2CM6 TERMINAL STYLE: 2SM6
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Mounting Holes: M6x1 Tap fitted with SS helicoil 68+0.5 | 30+0.5 |30.2+0.1] 16 6.5 10.5 10
Tightening torque: 15SNm MAX Tightening torgue: 15Nm MAX
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High Power Resonant Capacitors

Frequency Derating
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High Power Resonant Capacitors

Frequency Derating
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Mouser Electronics

Authorized Distributor

Click to View Pricing, Inventory, Delivery & Lifecycle Information:

Cornell Dubilier:

664HC1600K2CM6 104HC1102K2SM6 125HC1500K2SM6 135HC1500K2SM6 174HC1700K2SM6
245HC1400K2SM6 254HC1700K2SM6 334HC1700K2SM6 503HC1102K2SM6 504HC1700K2SM6
664HC1600K2SM6



https://www.mouser.com/cornell-dubilier
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https://www.mouser.com/access/?pn=664HC1600K2SM6

