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G9, 25W, 120V 0,6 - 1,0
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DESCRIPTION

Lamps for other voltages on request

Product name: Cooker hood lighting

Mounting method 1: Snap-in mounting

Material: Lens: Float glass 300° C Housing: CrNi Reflector: Steel aluminised Lampholder: Steatite

Cut out: 62

Wires: FEP, oil resistent

Approval: cURus

cURus file no.: E-93328

Lamp: G9, 25W

Weight: 89

Pkg.: 48


