DETECTOR SWITCH

Detector
TE'MR SERIES Horizontal Type Hé; \:‘"':"'s}:

FEATURES SPECIFICATION

s Left or right operation direction Contact Rating  50mA, 20V DC
Contact

APPLICATION Contact 40 max.

>:<Clo_se/open detection Insulation ‘

¢ White goods R 100MQ min. 100V DC

»#Automotive Dielectric .

TE-MRR Strength 100V AC/1 minute
Operating Force 50gf max.
Travel 2.15mm
Operating Life 100,000 cycles
Operating Temp. -10°C ~ +60°C
Storage Temp.  -20°C ~ +70°C
CIRCUIT
HOW TO ORDER

TE-MR[][]-[]-

Package: ;g

T/R=Tape & Reel

1.10

SM.T. V=RoHS & Lead Free Solderable
Q=Halogen Free PACKAGE
Actuator Direction:
Side Stem —— [J=Without Ground Pin <Tape & Reel>
C=With Ground Pin TE-MR[J: 3000 pcs
TE-MR[]C: 2000 pcs
— Opreating Direction:
R=Right Side
L=Left Side
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Detector
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Mouser Electronics

Authorized Distributor

Click to View Pricing, Inventory, Delivery & Lifecycle Information:

Diptronics:
TE-MRRC-V-T/R TE-MRR-V-T/R TE-MRL-V-T/R TE-MRLC-V-T/R



https://www.mouser.com/diptronics
https://www.mouser.com/access/?pn=TE-MRRC-V-T/R
https://www.mouser.com/access/?pn=TE-MRR-V-T/R
https://www.mouser.com/access/?pn=TE-MRL-V-T/R
https://www.mouser.com/access/?pn=TE-MRLC-V-T/R
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