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Rating

10A 125V, 6A 250V AC
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Circuit Diagram
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Contact Resistance

50m ohm max.
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Insulation Resistance

DC 500V 100M ohm min.
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Dielectric Strength AC 1500V 1 minute SPST ON - OFF
BASE COLOR: Black
BUTTON COLOR: Black
PRINTED: White, hot stamping Cut-Out 6.0 mm thk. max.
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