8

1

>

DELTA

Microwave Electronics

NOTES:

ALL DIMENSIONS IN BRACKETS ARE IN MM AND ARE FOR REFRENCE PURPOSE ONLY

815[20.7]

REF.LANE

M7X0.75-6H THREAD

1.85mm Male

312[7.92] HEX

REF.LANE

1/4-36UNS-2B THREAD

(1.012[25.71])

1. ASSEMBLED CONNECTOR INTERFACE IS DESIGNED IN ACCORDANCE WITH IEC41169-32(1.85mm)
& IEC61169-35(2.92mm).

NORYL EN265, POLYPHENYLENE OXIDE (PPO), PER

INSULATOR - HIGH /A
FREQUENCY ASTMD-4349 PPE220B50541 F13 G1106
BUSHING - HIGH [ap oSS PER ASTM B16, C36000 ALLOY, TEMPER HO2 | GOLD PLATE PER ASTM B488
FREQUENCY ' :
CONTACT-HIGH| BERYLLIUM COPPER PER ASTM B196, C17300,
s R R A GOLD PLATE PER ASTM B488

CORROSION RESISTANT STEEL PER ASTM 582,

PASSIVATE PER SAE-AMS-2700

2.92mm Male

2227000K001-815-C

ELECTRICAL SPECIFICATIONS

FREQUENCY RANGE

DC- 40GHz

VSWR

1.25 Max @ 40GHz

INSERTION LOSS

0.38dB Max@ 40GHz

WORKING VOLTAGE@SEA LEVEL 150 Vrms

DWV@SEA LEVEL 500 Vrms

INSULATION RESISTANCE 5000MQ
MECHANICAL SPECIFICATIONS

DURABILITY 500 CYCLES MIN
COUPLING NUT TORQUE
_RECOMMENDED 7-10 IN.LBS[0.8 -1.1N.m]
CONTACT CAPTIVATION 24.5 LBS [20N]

ENVIRONMENTAL SPECIFICATIONS

TEMP RANGE

-55°TO +125° C

COLOR CODE

UNLESS OTHERWISE SPECIFIED:

DIMENSIONS ARE IN INCHES
TOLERANCES:
FRACTIONAL 1/64

NGULAR: MACH 1° BEND 1°
TWO PLACE DECIMAL 01
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DELTA MICROWAVE ELECTRONICS
(NANJING) CO., LTD
www.DeltaRF.com / Ph: 025-84195408/ Fax: 025-84195407

COUPLING NUT
530300, COND. A A CORNER BREAK = 008 ENG APPR. JAMES |8/12/2020 [ TITLE:
BERYLLIUM COPPER PER ASTM B196, C17300, SR ooraemer : 2.92mm MALE To 1.85mm MALE
LOCKl NG RI N G TEM PER TDO4 N/A PROPRIETARY AND CONFIDENTIAL T% ANGLE COMMENTS sTRAlGHT ADAPTER
peemmocome e [ISNGT @) £ 1

BODY - HIGH CORROSION RESISTANT STEEL PER ASTM 582, | A5\ ATE PER SAE-AMS-2700 RN RO ) O o= STE BWE NG v

FREQU ENCY 530300’ COND' A WHOLE WITHOUT THE WRITTEN PERMISSION| B 2227000KOO] _8] 5_C

DESCRIPTION MATERIAL FINISH LREASETRONSs el T SEE TABLE -
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