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A FLAMMABILITY RATING:| HB RATED PER FMVS5302 1. SPECIAL CHARACTERISTICS ARE NOTED BY A TRIANGLE (A)
A TENSILE STRENGTH:| 40 LBF /180N MIN. PER AS-23190
MILTARY STANDARD!| MS-3367-5-9
OPERATING TEMP:|-40°F(-20°C) TO 185°F(85°C)
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