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TYPE 21
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ENG. APPR. Z"I’?"’r
APPROVALS: @ AVERY oo
e APPR,%J Az 14" DENNISON i)
SPECIFIED TOLERA ARE: ™ AL DESCRIPTION
WEIGHT:] 034 02/96 grams XX £ 03INCHES XX+ .25 MM NYLON é/6 CRADLE MOUNT, STANDARD
MOUNTING: | # 8 (FLATHEAD SCREW) ANGULAR: + 2° COLOR STOCK NO. REV.
PACKAGING: | 100/BAG, 5000/CASE NATURAL 10045-2 A
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