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NOTE :

THE DISTANCE 0OF PANEL INSIDE SURFACE RELATIVE TO FRONT SURFACE OF PART IS ONLY A SUGGESTION.,
IN CASE TRHIS DISTANCE IS DIFFERENT, THE REQUIRED PANEL OPENING DIMENSIONS CHANGE ACCUORDINGLY,

PACKING INFORMATION

PACKING TRAY @ 0200-9999-P3 (TUP)
0200-9999-FP4 (BOTTOMD

PACKING QUANTITY + 14 PCS FINISHED GOODS PER TRAY
/ TRAY (98 PCS FINISHED GOODS> PER CARTUON BOX

NOTE : CARDBOARDS ARE PLACED BETWEEN LAYERS 0OF PACKING TRAY INSIDE CARTON BOX
C(INCLUDE THE UPPERMOST AND LOWERMOST TRAY)
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