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JKL PART EMITTING AMPERAGE | VOLTAGE med VIEWING| CCT Lm
NUMBER COLOR mA TYP. Vdc ANGLE °K
LE-BP-12W | COOL WHITE 14 12 930 90° 8800 | 2.0
NOTES:

1. LED includes integrated diode for reverse voltage protection.
2. LED includes integrated resistor for current limiting.

DIMENSIONS ARE
METRIC IN MILLIMETERS .I;(I
TOLERANCE UNLESS COMPONENTS CORPORATION
@ = OTHERWISE SPECIFIED TITLE
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