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1. ALL DIMENSIONS IN MM a-Lyrb +
2. GENERAL TOLERANCE: X.X=+0.4
X.XX=%0.25 25.00
3. RATINGS: 5A @250V AC SpsT MIN.
BA @125V AC CONTACT CONFIGURATION
UL, VDE, CSA, Semko, Nemko, Demko, Fimko Approved RECOMMENDED PANEL MOUNTING
A 5. LAMP VOLTAGE: 110V AC (NEON BULB)
6. CONTACT MATERIAL: SCALE 111

COPPER ALLOY W/Silver Plating
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