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B 20345 REVISED AND REDRAWN 12/14/11 BGL

NOTES:
 1. ALL DIMENSIONS IN MM
 2. GENERAL TOLERANCE: X.X=±0.4
                    X.XX=±0.25 
 3. RATING: 50mA @ 12VDC
 4. TRAVEL: 0.25 +0.2/0.1mm
 5. OPERATING FORCE: 160±50gf
 6. CONTACT RESISTANCE: 100 mΩ Max
 7. 2002/95/EC (ROHS) COMPLIANT
 8. SHORTER LEAD WITH COLOR IS NEGATIVE (CATHODE).
 9.     DENOTES CRITICAL PARAMETER

SEE NOTE
#8
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