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NOTES:
MATERIAL AND FINISHING:1.

SPRING WASHER: BeCu•
PLASTIC SHELL: PA66+30%GF•
PIN CONTACT: BeCu, GOLD PLATED•
INSULATORS: PTFE•
BODY: BRASS, NEICKEL PLATED•

2.       ELECTRICAL DATA:
IMPEDANCE: 50 OHMS•
FREQUENCY: 0-6 GHz•
VOLTAGE RATING: 335V•
DIEELECTRIC WITHSTANDING VOLTAGE: 750V•
INSULATION RESISTANCE: >5000 M.OHM•
DURABILITY: >500 CYCLES•
TEMPERATURE RANGE: -55 C TO +155 C•
CONTACT RESISTANCE: •

CENTER CONTACT<=5.0 m.OHM1.
OUTER CONTACT<=2.5 m.OHM2.
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