
Electrical Specifications

100-00351-01

• GNSS
• Automotive
• IOT
• Massive IOT
 

• Cable 1: 5GNR (617-960, 1427-2690, 
  3300-5000 and 5150-5925 MHz)
• Easy mounting: Adhesive Mount
• High Gain
• Ground Plane Independent
• IP67, IP69
• 80 x 74 x 25.6 mm• 80 x 74 x 25.6 mm
• Customized Cable and Connector

MEA-5G-AM-SMA
5GNR Adhesive Mount antenna

 

The MEA-5G-AM-SMA adhesive Mount Antenna is a 5G antenna solution, with high gain 
and efficiency ideal for maintaining constant mobile connectivity. The  MEA-5G-AM-SMA 
covers all 5G, 4G, 3G  and 2G  frequencies. This is an ideal antenna  for  telematics sys- 
tems, remote surveillance, asset tracking and any IOT system applications. The high per-
formance makes this antenna  ideal for  the  most challenging  installations. This  adhesi-
ve mount  antenna  is  easy  to  install  with  maximum  durability. The MEA-5G-AM-SMA 
has  one  cable  with  a SMA-Male  standard connectohas  one  cable  with  a SMA-Male  standard connector, 3m standard cable  length and is 
fully customizable by offering additional connector types, cable lengths and cable types.

 



Antenna Parameters

Mechanical Specifications








