8

9 10

27.60

3.80%0.15

JAN
I creoress |
AToB Adapter

VREGO

2.70

[

29.60£0.15

38.50%0.20

NOTES:

1. MATERIAL:

1-1 Housing : Engineering plastic * PC6555 > black per UL 94V-2 rate.

1-2 Terminal : Engineering plastic > PA9T with G.F reinforced » black per UL 94V-0 rate.
1-3 Terminal : Phosphor Bronze » per JIS 5210 » 0.2t

2.PLATING: Solder zone: 0.254 ¢z m (10 ") gold planting in contact area.

3.RoHS compliant produ

1.27 12 m (50 12 ") min. Nickel under plating over all.
cts.

4.0PERATING TEMPERATURE: -25C~+85C
S.Electrical Specification:
Contact resistance : S5mQ (max.)
Dielectric withstanding voltage : S00Vrms AC for 1 minute.

Insulation resistance :
Contact current rating :

1,000MQ (min.) at 500V DC for 1ms.
1.0A. min. per pin.

6.Mechanical Specification :

Contact Mating Force:

Contact Unmating Forc

50~500g
: 50~500g

Durability : 12000 Cycles min.

PROPRIETARY NOTE:
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