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view of the hood without lid
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HEX/Allen screw \

Screw thread

Cable diameter without rubber bushing:
ZF min: 3 mm 40
gF max: 8.5 mm

Cable diameter with rubber bushing:

% All Dimensions in mm Scale | Free size tol. Ref.
@F max: 6.5 mm

Original Size DIN AL 1:1 Sub.
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Cable diameter without reduction plate:




