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Hexangonal head screw driver c (x4
for cyliner head cap screw M02v5er8$0crews X
Part number:6103 600 0021 TybeXZ‘ ohillips
Max. forque = 0,4Nn Screwdriver head #1 —
Max. torque = 0,3Nm
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Note: Full metal hood made with Zinc diecast All Dimensions in mm | Scale | Free size fol Ref. [ |
6@% Original Size DIN A3 2:1 Sub.
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