NOTES: REVISIONS
7. ELECTRICAL: REV DESCRIPTION DATE ECN BY

1. MATERIALS AND FINISHES: ,

SMPM RA PLUG. A. IMPEDANCE: 50 OHM A RELEASE TO MFG. 28-JAN-25 | 17323 SH

BODY - BeCu & BRASS, GOLD PLATING

CONTACT - BeCu, GOLD PLATING 3 pAA[KéB‘A’\"\F—HTY SINGLE PACK

INSULATORS - PTFE & ULTEM 1000, NATURAL B. MARKING: BAG TO BE MARKED
CABLE - TEMP-FLEX 0.047" AMPHENOL RF, 95-725-132-XXX AND DATE CODE
SCALE  1.500

SEE TABLE

LENGTH ‘L' (SEE TABLE)

HEAT SHRINK TUBE
/ TYP(2)

725.40+1.27 E——
[1.000+£0.050] LENGTH TABLE
TYP(2) PART NUMBER PART NUMBER LENGTH “L” IN
(IMPERTAL) (METRIC) INCHES [METERS]
INTERFACE PER 95-725-132-003 - 3.00 [0.076]
%ETZJDLUG - 95-725-132M010 3.94 [0.100] ORIENT SMBM RA PLUG AXIS
95-725-132-004 - .00 [0.102] W ITH RESPECT TO SMPM RA PLUG AX\%
757 125-132-005 - 000 10.1271 DUN’TASNESEHDU\/% gVEW[HON‘TNRoﬁgD
95-725-132-006 - 6.00 [0.7157] WHEN THE LENGTH 'L’ >= 19.69" [500 MM]
95-725-132-007 - 7.00 [0.178]
95-725-132-008 - 8.00 [0.203]
95-725-132-009 - 9.00 [0.229]
- 95-725-132M025 9.84 [0.250]
95-725-132-010 - 10.00 [0.25L4]
95-725-132-0M1 - 11.00 [0.279]
95-725-132-012 - 12.00 [0.305]
95-725-132-018 - 18.00 [0.457] TOLERANCE TABLE
- 95-725-132M050 19.69 [0.500]
95775132074 B 2400 10.6710] LENGTH IN INCHES/FT [METERS] TOLERANCE
%775 T32M0S 29.53 [0.750} 0" - 23.99” [0 - 0.609] +0.25" [0.006]
DESIGN REQUIREMENTS: - - - . . 24.00" - 59.99” [0.610 - 1.523] +0.50" [0.013]
95-775-132-036 - 36.00 [0.914] 5.0 - 26.99' [1.524 - 7.617] 12.5%
FREQUENCY: DC - 18 GHz CONTINUITY - 95-725-132M100 39.37 [1.000] 0" 2 UP [7.620 & UP] i)
95-725-132-048 - 48.00 [1.219]
X 1. . - X | HI-POT:
VSWR /‘1538 FTAA? g /‘DO[7 /\2306%‘1’_2(2 HI-POT: 250 VRMS - 95-725-132M200 78.74 [2.000]
[ ] INS. LOSS: ____ dB MAX. [ ] oTHeR CUSTOMER OUTLINE DRAWING
ALL OTHER SHEETS ARE FOR INTERNAL USE ONLY
NOTICE: These drawings. specifications, or other data (1) are. and remain fthe property of Amphenol corp. UNLESS OTHERW ISE SPECIFIED MATERIAL TITLE
(2) must be returned upon reguest; and (3) are confidential and not to be disclosed fo any person other DIMENSIONS ARE METRIC [INCHES] AND TOLERANCES ARE: SMPM RA pLUG TO Am henol RF
than those to whom they are given by Amphenol Corp. The furnishing of these drawings. specifications. p
or other data by Amphenol Corp., or to any other person fo anyone for any purpose is nof to be <8-gm[” ézmrfo;oir(ﬂ)mﬂmm [[<8'8228 j Oig}(();og] 40.004] SEE NOTES SMPM RA pLUG US‘NG TRAW NG WO
Oy ofher person 10, manulaclire . use o oLl any Brout . protese ot Jeaign, balented ar oiher se. +6.00 - 30mm = £0.2mm  [-0.236 - 1.181 = +0.008] TEMP-FLEX 0.047" CABLE SIZE ' 95-725-132-XXX REV
that may in any way be related to or disclosed by said drawings. specifications, or other data. >30.00 - 120mm = £0.3mm  [>1.181 - 4.725 = £0.012] VARIOUS LENGTH ITEM NO. 95-725_132-XXX
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